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MICROMOT
System

Value for money kit for modellers and DIY’ers.

Mini compressor MK 230
The set is light, small and quiet. With adapter and 200cm hose to
connect to the AB 100, as well as 2 paint containers.
The single action airbrush AB 100
is ideal for the beginner. Plastic hand piece with adjustable nozzle.

Mini compressor MK 230, 
complete with airbrush AB 100

Technical data:
The compressor MK 230 delivers 12 l/minute, maximum pressure of 2
bar. Mains voltage is 220 – 240V, 50/60Hz, 85W. Weight 1.3kg. 
For airbrush purposes only!
No 22 600

MICROFLAME burner MFB/E

Used for soldering, de-soldering, brazing, heating of work pieces, tin-
ning. Ideal for model building, electronics, jewellery repairs, dental
laboratories, stained glass. Super fine flame shape with temperature
attaining 1,300 °C, using butane cartridge, rechargeable with standard
lighter fuel. 

Fitted with piezo lighter and 50cc car-
tridge yielding a typical usage of
120min. Independent air and fuel adjust-
ments.
Includes removable foot that ensures
stability on the worktop. Weight approx.
250g.
No 28 146

220-240
VOLT

NOTE:
The AB 100 is for use 
exclusively with acrylics.

Soldering tip 
for EL 12. 
No 28 141 

Soldering iron EL 12

Ideal for working on electronic components. Heating time approx. 10
sec, with ready access to on/off switch, lockable in the „on“ position.
PTC technology ensures exact tip temperature of 310 °C, preventing
damage to sensitive electronic components such as transistors and ICs,
while minimising possibility of generating noxious gases from the sol-
der/flux. Light for illuminating working area.
Operates off 12 – 14V DC, including standard
power supplies, rated at 1A or more.
Complete with spiral cable and stan-
dard MICROMOT jack plug.


