
200.2 
 

ENGLISH 

Datasheet  
Platinum Resistance Pt100 Hygienic Thermometer, 1.5'' RJT style 

fitting 
 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

RJT unions (Ring Joint Type) are often referred to as a standard union. The compromise of an O-ring style 

gasket which leaves a small crevice where the liner and male part of the union overlap. 

 

Ideal for hygienic processes including dairy, brewery 

and pharmaceutical applications.  

 

Specification 

 

Sensor Type:  Pt100, 3 or 4 wire single element class A 

Connection Type: RJT 316SS nut and liner 

Terminal Head: KNEF 

Transmitter:  Optional SEM-203p transmitter, ranged – 

50°C to +150°C 

 

  

 

 

 

Sensor Type Sheath  Sheath  Support Support Transmitter Order 

  Diameter Length  Diameter Length  Fitted  code 

  (D1)  (L1)  (D2)  (L2) 

 

Pt100, 4 wire 6.0mm  75mm  8.0mm  50mm  No  XF-1410-FAR 

Pt100, 4 wire 6.0mm  125mm  8.0mm  50mm  No  XF-1411-FAR 

Pt100, 3 wire 6.0mm  75mm  8.0mm  50mm  Yes  XF-1412-FAR 

Pt100, 3 wire 6.0mm  125mm  8.0mm  50mm  Yes  XF-1413-FAR 


