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Magnete

Maßbilder

Eignung zum Einsatz mit

magnetischen Näherungs-

sensoren
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MAG-1003-S (M1.0)

 Ø10
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MAG-0625-A (M2.0)

Ø6
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MAG-2006-B (M3.0)

Ø20
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MAG-3010-B (M4.0)

 Ø30
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MAG-3015-B (M5.0)

Ø31
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MAG-3515-B (M5.1)
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1
9
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Magnete

Magnetwerkstoff Samarium Cobalt SM2CO17

AlNiCo

Bariumferrit

Ummantelungswerkstoff Polyamid PA6.6

Umgebungstemperatur –100 °C ... +450 °C

–50 °C ... +180 °C

–25 °C ... +130 °C

–25 °C ... +75 °C

Technische Daten MAG-

Typ

MAG-1003-S (M1.0)

MAG-0625-A (M2.0)

MAG-2006-B (M3.0)

MAG-3010-B (M4.0)

MAG-3015-B (M5.0)

MAG-3515-B (M5.1)

1003-S
(M1.0)

0625-A
(M2.0)

2006-B
(M3.0)

3010-B
(M4.0)

3015-B
(M5.0)

3515-B
(M5.1)

Bestell-Information

Bestell-Nr.

7 901 782

7 901 783

7 901 784

7 901 785

7 901 786

7 902 086

Deutschland

Tel. +49 (0)2 11 53 01-250

E-Mail: info@sick.de

Schweiz

Tel. +41 41 619 29 39

E-Mail: contact@sick.ch

Österreich

Tel. +43 (0)22 36 62 28 8-0

E-Mail: office@sick.at

Weitere Niederlassungen und 

Vertretungen in allen wichtigen

Industrieländern unter 

www.sick.com

Waldkirch • Deutschland8
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