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FPC Connector Family

Product Dimensions (Continued)

1.25 mm, FFC Connector,
Vertical

Lead Free 84534

Material and Finish
Housing — Glass filled PBT, white
color
Contact — Phosphor bronze

Technical Documents
Product Specification — 108-51021
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Product Dimensions (Continued)
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Part Number No. of Contacts
Dimension

E F G H

84534-4 4 6.40 6.25 8.75 3.75
.251 .246 .344 .147

84534-5 5 7.65 7.50 10.00 5.00
.301 .295 .393 .196

84534-6 6 8.90 8.75 11.25 6.25
.350 .344 .442 .246

84534-7 7 10.15 10.00 12.50 7.50
.399 .393 .492 .295

84534-8 8 11.40 11.25 13.75 8.75
.448 .442 .541 .344

84534-9 9 12.65 12.50 15.00 10.00
.498 .492 .590 .393

1-84534-0 10 13.90 13.75 16.25 11.25
.547 .541 .639 .442

1-84534-1 11 15.15 15.00 17.50 12.50
.596 .590 .688 .492

1-84534-2 12 16.40 16.25 18.75 13.75
.645 .639 .738 .541

1-84534-3 13 17.65 17.50 20.00 15.00
.694 .688 .787 .590

1-84534-4 14 18.90 18.75 21.25 16.25
.744 .738 .836 .639

1-84534-5 15 20.15 20.00 22.50 17.50
.793 .787 .885 .688

1-84534-6 16 21.40 21.25 23.75 18.75
.842 .836 .935 .738

1-84534-7 17 22.65 22.50 25.00 20.00
.891 .885 .984 .787

1-84534-8 18 23.90 23.75 26.25 21.25
.940 .935 1.033 .836

1-84534-9 19 25.15 25.00 27.50 22.50
.990 .984 1.082 .885

2-84534-0 20 26.40 26.25 28.75 23.75
1.039 1.033 1.131 .935

2-84534-1 21 27.65 27.50 30.00 25.00
1.088 1.082 1.181 .984

2-84534-2 22 28.90 28.75 31.25 26.25
1.137 1.131 1.230 1.033

2-84534-3 23 30.15 30.00 32.50 27.50
1.187 1.181 1.279 1.082

2-84534-4 24 31.40 31.25 33.75 28.75
1.236 1.230 1.328 1.131

2-84534-5 25 32.65 32.50 35.00 30.00
1.285 1.279 1.377 1.181

2-84534-6 26 33.90 33.75 36.25 31.25
1.334 1.328 1.427 1.230

2-84534-7 27 35.15 35.00 37.50 32.50
1.383 1.377 1.476 1.279

2-84534-8 28 36.40 36.25 38.75 33.75
1.433 1.427 1.525 1.328

2-84534-9 29 37.65 37.50 40.00 35.00
1.482 1.476 1.574 1.377

3-84534-0 30 38.90 38.75 41.25 36.25
1.531 1.525 1.624 1.427

3-84534-1 31 40.15 40.00 42.50 37.50
1.580 1.574 1.673 1.476

3-84534-2 32 41.40 41.25 43.75 38.75
1.629 1.624 1.722 1.525

3-84534-3 33 42.65 42.50 45.00 40.00
1.679 1.673 1.771 1.574

3-84534-4 34 43.90 43.75 46.25 41.25
1.728 1.722 1.820 1.624

3-84534-5 35 45.15 45.00 47.50 42.50
1.777 1.771 1.870 1.673

3-84534-6 36 46.40 46.25 48.75 43.75
1.826 1.820 1.919 1.722

3-84534-7 37 47.65 47.50 50.00 45.00
1.875 1.870 1.968 1.771

3-84534-8 38 48.90 48.75 51.25 46.25
1.925 1.919 2.017 1.820

3-84534-9 39 50.15 50.00 52.50 47.50
1.974 1.968 2.066 1.870

4-84534-0 40 51.40 51.25 53.75 48.75
2.023 2.017 2.116 1.919


