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Datasheet  

PTFE Single Shot Thermocouple Cable Type K or T 
 

        

                                    

 

 

 

 

 

 

 

 

 

 

 
 

Unique single shot cable construction Resistant to chemicals, oils and fluids. Suitable for aerospace applications and 

is widely used in autoclaves. 

 

• Thermocouple Type K or T 

• Cable Type PTFE 

• Core / Strands 1/0.376mm 

• Max. Temperature +250°C 

• Min. Temperature -75°C 

• Standards Met IEC-584-3 

 
Type Conductors Reel Length Manufacturers 

Code 

Order Code 

K 1/0.376mm 10m WK-314-D XF-1659-FAR 

K 1/0.376mm 25m WK-314-D XF-1658-FAR 

K 1/0.376mm 50m WK-314-D XF-1660-FAR 

K 1/0.376mm 100m WK-314-D XF-1661-FAR 

T 1/0.376mm 10m WT-314-D XF-1710-FAR 

T 1/0.376mm 25m WT-314-D XF-1709-FAR 

T 1/0.376mm 50m WT-314-D XF-1711-FAR 

T 1/0.376mm 100m WT-314-D XF-1712-FAR 

 


