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The small and slim HA series can be used wherever space
is limited.

The wire connection level is designed as a tension clamp
element. As a result, it is virtually maintenance-free and

a safe, permanent and vibration-proof connection is
established.

Tension clamp connection

General ordering data

Type HDC HA 16 MT 17-32

Order No. 1896840000

Version HDC insert, Pin, 250V, 16 A, Number of poles:
16, Tension-clamp connection, Size: 5

GTIN (EAN) 4032248592449

Qty. 1 pc(s).
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Dimensions and weights

Width 23 mm Width (inches) 0.906 inch
Height 29 mm Height (inches) 1.142 inch
Depth 73 mm Depth (inches) 2.874 inch
Net weight b7¢
Temperatures
Limit temperature -40°C..125°C
Environmental Product Compliance
REACH SVHC Lead 7439-92-1,
Potassium perfluorobutane
sulfonate 29420-49-3
Dimensions
Height of plug 29 mm Total length base 73 mm
General data
Conductor cross-section Insulating material PC glass-fibre reinforced
(UL-listed and railway-
2.5 mm?2 certified)
Insulating material group INa Insulation strength 10"°q
Material Copper alloy Number of poles 16
Plugging cycles, silver =500 Pollution severity 3
Rated current (DIN EN 61984) 16 A Rated impulse voltage (DIN EN 61984) 4 kV
Rated voltage (DIN EN 61984) 250V Rated voltage according to UL/CSA 600V AC/DC
Series HA Size 5
Surface finish Silver passivated Type Pin
UL 94 flammability rating V-0 Volume resistance <2mQ
Connection data PE
Blade size, crosshead size PH1 Blade size, slotted (PE connection) SD0.8x4.0
Connection type PE Screw connection Fixing screw M 4
Rated cross-section 2.5 mm? Stripping length PE connection 10 mm
Tightening torque, max. PE connection 1.5 Nm Tightening torque, min. PE connection 1.2 Nm
Wire connection cross section, finely Wire connection cross-section, finely
stranded, max. stranded with wire-end ferrules DIN
2.5 mm? 46228/4, max. 2.5 mm?
Wire connection cross-section, finely Wire connection cross-section, finely
stranded with wire-end ferrules DIN stranded, min.
46228/4, min. 0.5 mm2 0.5 mm?2
Wire cross section, AWG (PE), max. AWG 14 Wire cross section, AWG (PE), min. AWG 20
Wire cross-section, solid, max. 2.5 mm?2 Wire cross-section, solid, min. 0.5 mm?2
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Version
Blade size, slotted (screw connection) SD 0.5 x 3.0 Conductor cross-section, max. 2.5 mm?2
Conductor cross-section, min. 0.25 mm?2 Material Copper alloy
Size 5 Stripping length, rated connection 8 mm
Surface finish Silver passivated Type of connection Tension-clamp connection
Volume resistance Wire connection cross section AWG,

<2mQ max. AWG 14
Wire connection cross section AWG, Wire connection cross section, finely
min. AWG 24 stranded, max. 2.5 mm?
Wire connection cross-section, finely Wire connection cross-section, finely
stranded with wire-end ferrules DIN stranded with wire-end ferrules DIN
46228/4, max. 2.5 mm?2 46228/4, min. 0.5 mm?2
Wire connection cross-section, finely Wire cross-section, solid, max.
stranded, min. 0.5 mm? 2.5 mm?
Wire cross-section, solid, min. 0.5 mm?
Classifications
ETIM 6.0 EC000438 ETIM 7.0 EC000438
eClass 9.0 27-44-02-05 eClass 9.1 27-44-02-05
eClass 10.0 27-44-02-05 UNSPSC 30-21-18-01
Approvals
Approvals
ROHS Conform
Downloads
Brochure/Catalogue CAT 3HDC 17/18 EN

FL FIELDWIRING EN
Engineering Data EPLAN, WSCAD
Engineering Data STEP
Technical Documentation 1896840000_HDC_HA_16_MT_17-32_STP_Blatt__1.pdf
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