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PAPPLICATIONS

® These cables are designed for installation in signaling
and alarm systems. They allow the connection of
contacts, detectors and sensors, infra-red as well as
microwave or mixed technology systems, to the
switchboard

PRODUCT DESCRIPTION

@ Single shielded: AL/polyester foil, coverage > 100%
Double fully shielded: AL/polyester foil &tinned copper braid m
am=s
STRUCTURE OF UNSHIELDED 0.22 mm’ SOFT ALARM CABLE m
e SECTION SPECIFICATION  OVE BALLEMATER "‘:q'j:‘”l
A-00 2 2=710.20 3 i1 m
A ] 4 4=7/0.2 15 18
A-003 6 6>7/0.2 4.1 25 m
A-004 4 B« 7/0.2 4.5 32
A-0D5 10 =0.22mm 10 710.20 52 39
A-006 12 %0.22mm 12<7/0.2 5.4 46 m
A-007 14 %0.22mm 14 % 710.2 58 54 I
A-DOE 20-0.22mm 20710 X 6.8 76
A-00G 30 ~<0.22mm 30« T/0.2 8.4 114 m
A-010 40 <0 22mm"* 40-TI0 2 10 148
A-011 2%0.5mm*+2 < 0.22mm 2*16/0.20+2~7/0.20 39 27 <
A-012 2>0.5mm"+4 < 0.22mm 2=18/0.20+4 <T7/0.20 45 14
A-013 2<0.5mm™+& < 0.22mm 2 16/0.20+6 > 7/0.20 49 41 o
A-D14 250.5mm +8 < 0.22mm 2% 16/0 20+8 = 7/0.20 S.7 49
A-015 20 5mm +10 < 0.22mm 216/0.20+10=7/0.20 o 57
A-D16 2=05mm +12 2mm 2<16/0. 20412 < 7/0.2( 6.3 63
A-017 2%0.75mm"+2 22mm 2 2410.2042 % 710.20 42 36
A-018 2%0.75mm’+4 < 0.22mm 2% 2410 20+4 % 710.20 49 43
A-019 =0 +6+0.22mm 2+ 24/0.20+6~ T10.20 2.3 50 m
A-D2 270 75mm +8-0.22mm 2724/0.2048%7/0.2 6.2 50
STRUCTURE OF SINGLE SHIELDED 0.22mm'SOFT ALARM CABLE S
g SECTION SPECWICATION | OVERALBIAMBTER|  WeoHT
A-023 2+<0.22mm 2xTH0.20 3.1 113
A-024 4-022mm 4=T10.2 16 18 5 <
A-025 6+ 0.22mm 6= 7/02 4.4 258
126 B~0.22mm BxT710.2 46 33.0
A-027 10+0.22mm 10 <710.20 53 40 2
A-D28 12 <0.22mm* 12 710.2 g5 47 4
A-0268 14 = 0.22mm 14 T7/0.2 59 55 ¢
A3 20+0.22mm 20 710.2 A9 TR 1
A-031 30x0.22mm 30 < 710.2 8.5 117 4
A-033 40 < 0.22mm 40=7/0.2 10.1 152 4
A-033 2-0.5mm"+2=0.22mm 2X16/0.2+42 1K 4 7§
A-034 2+0.5mm*+4 % 0.22mm: 2% 18/0.2+4 < 7/0 4 1% 0
A-035 250.5mm"+6=0.22mm 2%16/0.2+6 <7 4.
A-036 2-<0.5mm +B~0 22mm 25168/0.2«8=7/0.20 58
A-037 250 5mm - +10%0.22mm" 2%16/0.2+10 % T/0. 2( 6.1 58.7
A-038 Z2=0.5mm +12x0.22mm 2X16/0.2+12 7! 64 64 9
A-039 2<0.75mm"+2 <0 22mm" 2+ 2410, 2+2 < TN 4.3 !
A-040 2-0.7T5mma+s4 <0 _22mm; 2524102447 E 44 3
A-041 ) 75mm*+6 <0.22mm° = 24/10.2+6 =7 4 1.5
A-042 2=<0 T7T5mm*+B=0.22mm 2x24)0 28 <TI0 2 63 808
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