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BEZEL & FILTER DIMENSIONS CONVERS‘ON
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PANEL OPENING

DIMENSIONS INCHES FILTER*
MODEL! A | B C | D |HEIGHT WIDTH HEIGHT| WIDTH.
140-1 1343 1906/ 1375 0.812] 1.156] 1.750| 0.875| 1437
140-2 1343 2531, 2000{ 0.812| 1.156( 2375 0875 2.087
140-3 1343 3.531| 3.000/ 0812 1.156| 3.375| 0875 3.040
140-4 1343 4531 4000/ 0812 1.156; 4375/ 0.875| 4.078
140-5 13431 55311 s5000[ 0812/ 1156/ 5375! 0.875] 5.078
140-6 1343| 6531 6000 0812] 1156+ 6375/ 0.875| 6.078]
140-8 1343 8531] 8000 0812 1.156; 8375 0875 8.078
1412 | 1656 2531] 2000 1.125| 1469 2375 1.187! 2.087
* Filter Material is 0.030 inches thick
DIMENSIONS mm PANEL OPENING| __FILTER* ;
MODEL| A '@ B C_ | D [HEIGHT, WIDTH HEIGHT! WIDTH
140-1 34.11| 48.41] 3493| 2062 2936 4445 2223 3650
140-2 3411 6429 50801 20.62| 2936/ 6033 2223 ! 53.01 |
140-3 34111 89.69| 7620| 2062| 2936 8573 22231 77.22]
140-4 34.11) 11509 101.60! 20.62| 29.36' 111.13] 22.23' 103.58:
140-5 3411 14049 127.00, 20.62| 29.36| 136.53| 2223! 128.98
140-6 34.11] 165.89| 15240 20.62| 29.36] 16193 2223 154.38]
140-8 34.11] 216.69| 203.201 20.62| 29.36! 212.73| 2223 205.18!
141-2 4206/ 6429! 50.80' 28.58| 37311 6033! 30.15' 5301

* Filter Material is 0.76mm thick



