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Y281 / Y282 TECHNICAL DATA
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Dimensions in mm Tolerances in micremeter

Specifications
— step angle 1,8
— step angle accuracy % 5
— rated phase current A 1.7
— phase resisiance Q 1.8
- phase inductance mH 5.0
— holding terque ¢ Nem - 120
— detent torque ) Nem | 10
— rotor inertia gr cm? 640
— mass - Kg 1.35
7T T2 insutation class : . B




Connection diagram
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