Washers
Metric
Natural Nylon
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Nominal Outside Inside
Product Code Size Diameter Diameter T
0110763 M2 5.0 2.15 0.8
0110764 M2.5 5.6 2.65 0.8
0110765 M3 8.0 3.20 0.8
0110766 M3.5 8.0 3.70 0.8
0110767 M4 9.0 4.30 0.8
0110768 M5 11.0 5.30 1.0
0110769 M6 12.0 6.40 1.5
0110770 M8 18.0 8.40 2.0
0110771 M10 22.0 10.50 2.5
0110772 M12 24.0 13.00 2.5

Material: Nylon 66 ¢ Moulded or

RoOHS Directive 2002/95/EC compliant .
stamped in nylon

Tolerances: Outside Diameter, Inside Diameter & T= + 6.6
.26

e Provides electrical
insulation

e Ildeal for use as a
bearing surface

e Will not corrode

e Good chemical
resistance



