
 

 
Würth Elektronik eiSos GmbH & Co.KG assumes that the statements made in this data sheet are correct at the time of issue. Würth Elektronik eiSos GmbH & Co.KG reserves the 
right to make changes to technical specifications or product functions without prior notice. Würth Elektronik eiSos GmbH & Co.KG does not assume any responsibility for the use of 
the described products, neither does it convey any license under its patent rights. All trademarks, registered trademarks and product names are the property of their owners. 

 
 
 


 2

0
2

0
 W

ü
rt

h
 E

le
k
tr

o
n

ik
 e

iS
o

s
 G

m
b

H
 &

 C
o

.K
G

 D
S

_
H

a
lim

e
d
e

-I
_

2
6
0

0
1
3

0
0

1
6

-w
o

rk
in

g
-s

ta
te

 0
1

.0
4

.2
0
2

0
 

R
e

v
 1

.0
.0

 

 

 WIRL-ACCE Halimede-I www.we-online.com 
 

 
1575 / 1610 MHz Antenna 
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Key Features 

 1575 / 1610 MHz  

 Active GNSS antenna 

 SMA/m connector 

 RHCP Polarization 

 Magnetic mount 

 

 

Description 

The Halimede is a robust GNSS antenna optimized for GPS, GLONASS, Galileo, and BeiDou. Its integrated LNA boosts 
antenna performance in weak signal conditions, typical of obstructed/urban environments. Antenna operation only requires 
a small ground plane and a DC voltage supply of 3 to 5 Volt.  
 
 

 

Range of Application 

The environmental robustness of IP65 and operating temperature of -40°C to 80°C makes the Halimede a good match for 
industrial applications. The Halimede suits to all kinds of GNSS applications working with one or more of the existing GNSS 
(GPS, GLONASS, Galileo, and BeiDou) in the frequency band L1. 
 



 

 
Würth Elektronik eiSos GmbH & Co.KG assumes that the statements made in this data sheet are correct at the time of issue. Würth Elektronik eiSos GmbH & Co.KG reserves the 
right to make changes to technical specifications or product functions without prior notice. Würth Elektronik eiSos GmbH & Co.KG does not assume any responsibility for the use of 
the described products, neither does it convey any license under its patent rights. All trademarks, registered trademarks and product names are the property of their owners. 

 
 
 


 2

0
2

0
 W

ü
rt

h
 E

le
k
tr

o
n

ik
 e

iS
o

s
 G

m
b

H
 &

 C
o

.K
G

 D
S

_
H

a
lim

e
d
e

-I
_

2
6
0

0
1
3

0
0

1
6

-w
o

rk
in

g
-s

ta
te

 0
1

.0
4

.2
0
2

0
 

R
e

v
 1

.0
.0

 

 

 WIRL-ACCE Halimede-I www.we-online.com 
 

 

Specification 

 Part number 2600130016 

Frequency 1575.42 MHz ± 5 MHz 
1610.42 MHz ± 8 MHz 

VSWR 1.5 

Antenna Gain1 5 dBic 

Height 168 mm 

Width 375 mm 

Length 49 mm 

Cable Length 3 m 

Weight 68 g 

Connector SMA male 

Temperature -40 to +80°C 

Impedance 50 Ohms 

Polarization Right Hand Circular Polarization 

IP Ingress Protection 66 

LNA  

Gain 30 dB 

WSWR 2.0 

Noise Figure 1.5 

DC current @ 3V 11.5 mA 

DC voltage 3-5V 

 
 
 
 
 

Ordering Information 

Item no. Description 

2600130016 Antenna 1575 / 1610 MHz 

 

 

Matching Products 

Item no. Description 

2613021137000 Elara-II GPS & GLONASS module 

2614021137000 Erinome-II GPS, GLONASS, Galileo and BeiDou 

module 
 

  
 

 
 
 

Würth Elektronik eiSos GmbH & Co.KG 

Phone       +49 7942 945 0  
Email         wireless-sales@we-online.com  

Internet      www.we-online.com 
 

                                                           
1 On 70 x 70 mm ground plane 
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