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Material Properties
Properties Test Method Test Condition PBT-RG301
Glass Fibre Content - - 30%
Specific Gravity ASTM D792 23°C 1.64g/cm3
Water Absorption ASTM D570 23°C, 24 hours 0.07%
Tensile Strength 120MPa
ASTM D527 At break
Tensile Elongation 2.6%
1ZOD Notched impact Strength ASTM D638 80J/m
Flexural Strength 23°C 190MPa
ASTM D790
Flexural Modulus 9000MPa
Rockwell Hardness ASTM D785 R Scale 120
Molding Shrinkage ASTM D955 3.2mm 0.3/0.9%
0.45MPa 220°C
Heat Deflection Temperature ASTM D648
1.8MPa 210°C
Flammability UL 94 0.75~3.0mm V-0
Volume Resistivity ASTM D257 - 1016Q.cm
Dielectric Constant ASTM D150 106 Hz 3.5
Dielectric Strength ASTM D149 23°C, 3.2mm 23kV/mm
. Flame retarded, high strength, good heat resistance,
Characteristic . . . .
outstanding electrical properties, no blooming
Specification Table
http://www.farnell.com
Material A B C D E PIN Part Number
- http://www.newark.com
PBT+30% Glass Fibre 26.60 19.35 24.20 21.20 8.80 15 B508F302-FEC
- - — http://www.cpc.co.uk
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