TC ZENER DIODES

Parl § Nominal Zener Voltage Test Maximum Dynamic Vollage Temperature Tempsrature Typical Temperature
Min. Max, Current Impedance Stabllity Range Gaefficlent

L) \pr {mA) I @15 (Q) AVyy maximum (mV) ‘c Te (%C)
1NBZ1 5.8 6.5 7.5 15 96 -55/+100 01
1N821A 5.8 6.5 75 10 96 -55/+100 .01
1N823 5.9 6.5 75 15 48 -55/+100 005 |
1N823A 59 6.5 7.5 10 48 -55/+100 005 |
1N825 5.9 6.5 75 15 19 -55/+100 .002
1N825A 5.9 6.5 75 10 19 -55/+100 .002
1N827 5.9 6.5 75 15 ] -55/+100 001
1NB27A 5.9 6.5 75 10 ] -55/+100 001
1NB29 5.9 6.5 7.5 15 § -55/+100 .0005
1NB29A X 7.5 10 5 -55/+100 .0005

400mW & 500mW
Nominal Zener Maximum Dynaml¢e Voltage Temperature Temperature Typical Tempargture

Voltage Current Impedance Stablity Range Costliciant

Y (v) by (MA) InQin AVgp (mV) € T {%C)
1N4565 6.4 0.5 200 48 0/+75 .01
1N4565A 6.4 0.5 200 99 -55/+100 .01
1N4566 6.4 05 200 24 0/+75 005 |
1N4566A 6.4 0.5 200 50 -55/+160 .005
1N4567 6.4 0.5 200 96 0/+75 002 |
1N4567A 6.4 0.5 200 20 -55+4/100 002
1N4568 6.4 0.5 200 4.8 0/475 .001
1N4568A 6.4 0.5 200 9.9 -55/+100 001
1N4569 6.4 0.5 200 2.4 0/+75 .0005
1N4569A 6.4 0.5 200 5.0 -55/+100 .0005
1N4570 6.4 1.0 100 48 0/+75 .01
1N4570A 6.4 1.0 100 99 -55+1100 .01
1N4§T71 6.4 1.0 100 24 0/+75 .005
1NAST7IA 6.4 1.0 100 50 -55/+100 005
1N4572 6.4 1.0 100 9.6 0/475 .002
1N4572A 6.4 1.0 100 20 -55/+100 .002
1N4573 6.4 1.0 100 4.8 0/+75 .001
1N4573A 6.4 1.0 100 9.9 -55+/100 001
1N4574 6.4 1.0 100 2.4 0/475 .0005
1N4B74A 6.4 1.0 100 50 -55/+100 .0005
1N4575 6.4 20 50 48 04475 01
1N4575A 6.4 20 50 93 -55+/100 .01
1N4576 6.4 2.0 50 24 0/+75 .008
1N4576A 6.4 20 50 50 -55+/100 .005
1N4577 6.4 2.0 50 9.6 04475 .002
1N4577A 6.4 2.0 50 20 -55/4100 .002
1N4578 6.4 2.0 50 4.8 0/+75 .001
1N457BA 6.4 2.0 50 9.9 -55/+100 .001
1N4579 6.4 2.0 50 24 0/+75 .0005
1N4579A 6.4 2.0 50 5.0 -55+/100 .0005
1N4580 6.4 4.0 25 48 0/+75 .01 |
1N4580A 6.4 4.0 25 98 -55/+100 01 |
1N4581 6.4 40 25 24 01475 005 |
1N4581A 6.4 4.0 25 50 -55/+100 005 |
1N4582 6.4 40 25 9.6 0/+75 002 [
1N4582A 6.4 4.0 25 20 -55+/100 002 \
1N4583 6.4 40 25 4.8 04475 001
1N4583A 6.4 4.0 25 9.9 -55/+100 .001 '
1N4584 6.4 40 25 24 075 .0005 |
1N4584A 6.4 4.0 25 5.0 -55/+100 0005 ‘

AR




TC ZENER DIODES ’,

Part # Zoner Vollage Test Maximum Dynamic Voltage Tamperature Temperature Typical Tegperature
Min. Max, Currsnt impadance Stability Range Coeffigiant
Y: V) Iy (m) I@in(0) &Vzy (mv) © Te (%P0
1N3154 B.0 8.8 10 15 130 -55/+100 at
1N3154A 8.0 8.8 10 15 172 -55/+150 0
1N3155 8.0 8.8 10 15 65 -55/+100 .008
1N3155A 8.0 8.8 10 15 86 -55/+150 J
1N3156 8.0 8.8 10 15 26 -55/+100 Agg
1N3156A 8.0 8.8 10 15 34 -55/+150 002
1N3157 8.0 8.8 10 15 13 -55/+100 .00
1N3157A 8.0 8.8 10 15 17 -55/4+150 .001
1NG35 8.55 9.45 75 20 67 0/+75 0.01
1N935A B.55 9.45 7.5 20 139 -55/+100 0.01
1N9358 B.55 8.45 7.5 20 184 -55/+150 0.01
1N936 8.55 8,45 7.5 20 33 0/475 0.085
1N936A 8.55 9.45 7.5 20 69 -55/+100 0.005
1N9368 8.55 9.45 7.5 20. 92 -55/+150 0.005
1N937 8.55 9.45 7.5 20° 13 0/+75 0.0
1N937A 8.55 9.45 7.5 20 27 -55/+100 0.0%
1N9378 4.5 9.45 7.5 20 37 -55/+150 0.0
1N938 8.55 9.45 7.5 20 6 04475 0.001
1N938A | 8.55 9.45 75 20 13 -55/+100 0.001
1N938B 8.55 9.45 7.5 20 18 -55/+150 0.0
1N939 8.55 9.45 7.5 20 3 01475 0.000;
1N93%A 8.55 9.45 7.5 20 7 -55/+100 0.000p
1N9398 8.55 8.45 7.5 20 "9 -55/+150 0.00!
1N940 8.59 9.45 7.5 L. 20 1.3 -0/475 0.00
1N940A 8.55 8.45 7.5 20 27 -55/+100 0.000¢
1N9408 8.55 9.45 7.5 20 3.7 -55/+150 0.00
1N941 1112 12.28 7.5 30 88 0/+75 01
1N941A 11.12 12.28 75 30 181 -55/+100 .0
1N941B 11,12 12.28 7.5 30 239 -55/+150 .0
1N942 112 12,28 7.5 30 44 0/+75 .00
1NS42A 1112 12.28 75 30 90 -55/+100 .00
19428 1112 12,28 75 30 120 -55/+150 .00
1N943 11.12 12.28 75 30 18 0/+75 .00
1N943A 11.12 12.28 7.5 30 36 -55/+100 .00
1N9438 11.12 12.28 75 30 47 -55/+150 .00
1N944 1112 12.28 75 30 9 0/+75 .00
1N944A 11.12 12,28 1.5 30 18 -55/+100 .001
1N9448 11.12 12.28 7.5 30 24 -55/+150 .001
1N945 11.12 12.28 7.5 30 4 0475 .000:
1N945A 11.12 12.28 7.5 30 9 -55/+100 .000!
1N9458 11.12 12.28 75 30 12 -65/+150 .000
1NS46 11.42 12.28 7.5 30 20 0/+75 .000%
1NS46A 11.12 12.28 7.5 30 20 -65/+100 .000!
1N9468 11,12 12.28 7.5 30 20 -55/+150 000
1N34396 5.9 6.5 75 15 23 Oto+75 .00
1N3497 5.9 6.5 75 15 9 0to+75 .00!
1N3498 5.9 6.5 7.5 15 5 0to +75 .00
1N3499 5.8 6.5 75 15 2 010 +75 .000:
1N3500 5.9 6.5 75 15 47 0to +75 .0
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