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VTX A-Series Audio Range

Features:

High Quality Audio Transformers•	
Encapsulated PCB mounting•	
Optional MU-metal can with Lid to minimise •	
external noise.
Less than 1% T.H.D•	
30Hz ~ 35KHz Freq. Range •	
RoHS Compliant•	
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VTX-101-001 6.3+6.3 : 1+1 150 + 150 3.75 +3.75 600 15 10 + 10 0.36+0.36 30~ 30KHz

1KVac

VTX-101-002 1+1 : 2+2 150 + 150 600 + 600 600 2.4k 10 +10 55 + 55 30~ 35KHz

VTX-101-003 1+1 : 6.45+6.45 150 + 150 6.25k +6.25k 600 25k 9.6 + 9.6 535+605 30~ 25KHz

VTX-101-006 1+1 : 1+1 150 + 150 150 + 150 600 600 15 + 15 20 + 20 30~ 30KHz

VTX-101-007 1+1 : 1+1 600 + 600 600 + 600 2.4k 2.4k 42 + 42 58 + 58 30~ 35KHz

VTX-102-000 Mu-metal screening can + Lid

VTX-102-001 VTX-101-001	fitted	with	VTX-102-000

VTX-102-002 VTX-101-002	fitted	with	VTX-102-000

VTX-102-003 VTX-101-003	fitted	with	VTX-102-000

VTX-102-006 VTX-101-006	fitted	with	VTX-102-000

VTX-102-007 VTX-101-007	fitted	with	VTX-102-000

Products	can	be	altered	to	suite	custom	requirements.	Please	contact	Vigortronix	for	your	specific	requirements.
The information contained in this document is subject to change without notice. 


