
01727 T10H 25 10
01728 T15H 25 10
01729 T20H 25 10
01730 T25H 25 10

7013 Z

Standard Bit, Hex, Style C 6.3.

Material High grade chrome-vanadium steel, through hardened.
Drive DIN 3126, ISO 1173, Style C 6.3.
Application For all types of screw applications in trade and industry.

Order No.

01703 2,0 25 10
01704 2,5 25 10
01705 3,0 25 10

7041 Z

Standard Bit, Phillips, Style E 6.3.

Material High grade chrome-vanadium steel, through hardened.
Drive DIN 3126, ISO 1173, Style E 6.3.
Application For all types of screw applications in trade and industry.
Extra Overlength bits available in lengths of 70, 90, 110, 127 and 150 mm.

Order No.

01803 PH1 70 5
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04126 PH1 90 5
01805 PH2 70 5
04009 PH2 90 5

7042 Z

Standard Bit, Pozidriv, Style E 6.3.

Material High grade chrome-vanadium steel, through hardened.
Drive DIN 3126, ISO 1173, Style E 6.3.
Application For all types of screw applications in trade and industry.
Extra Overlength bits available in lengths of 70, 90, 110, 127 and 150 mm.

Order No.

01808 PZ1 70 5
01809 PZ1 90 5
01811 PZ2 70 5
01812 PZ2 90 5

7113

Universal Holder, Magnetic, Style E 6.3.

Suitable for DIN 3126, ISO 1173, Style D 6.3.
Sleeve Stainless steel.
Drive DIN 3126, ISO 1173, Style E 6.3.

Order No.
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