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Dimensions : Millimetres
Specifications:
Electrical Performance:
Impedance : 50Q.
Frequency range : DC to 3.0GHz.
Maximum working voltage : 500V rms.
Maximum dielectric withstanding voltage : 1500V rms.
Minimum Insulation resistance : 500MQ.
Specification Table
Item Description Part Number
1 FME Bulkhead Plug for Crimp Type ¢1.37mm Cable (Nut x 1, Washer x 1)
2 Heat Shrink Tube F32 ¢3.0mm L = 15.0mm Colour: Black
3 ¢1.37mm Cable Colour: Black R-P31G7210200C
4 U.FL-088 Terminal for ¢$1.37mm Cable hitp://www.farnell.com
5 U.FL-LP-088 Shell for $1.37mm Cable http://www.newark.com
http://www.cpc.co.uk
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