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AMPLIMITE Subminiature D Type Connectors

ANIP

Electronics Right-Angle Mounting Connectors — European Standard Footprint
=
Material and Finish: Plug with Boardlocks — Solder Termination
Front Shell—Stegl, tin plated No of Ways 3mm Hole 4-40Inserts  4-40 Screwlocks M3 Inserts M3 Screwlocks
Housing—Black glass-filled polyester 9 338168-2 1-338168-2 3-338168-2 2-338168-2 4-338168-2
Flammability—UL 34V-0 15 338169-2 1-338169-2 3-338169-2 2-338169-2 4-338169-2
Contact Material— 25 338170-2 1-338170-2 3-338170-2 2-338170-2 4-338170-2
Pin—FPhosphor bronze 37 338171-2 1-338171-2 3-338171-2 2-338171-2 4-338171-2
Sockel—Phosphor bronze
Contact Area Plating—0.76ym Gold
Current Rating—6A max.
Insulation Resistance— Socket with Boardlocks — Solder Termination
5900 MQ_ i . No of Ways 3mm Hole 4-40 Inserts 4-40 Screwlocks M3 Inserts M3 Screwlocks
Dieleciric Strength—1000v AG min. 9 106505-2 1-106505-2 3-106505-2 2-106505-2 4-106505-2
Temperature Rating— 15 106506-2 1-106506-2 3-106506-2 21065062 4-106506-2
—55°C 10 +105°C 25 106507-2 1-106507-2 3-106507-2 2-106507-2 4-106507-2
37 106508-2 1-106508-2 3-106508-2 2-106508-2 4-106508-2
— Plug without Boardlocks — Solder Termination
No of Ways 3mm Hole 4-40 Inserts 4-40 Screwlocks M3 inserts M3 Screwlocks
9 5-338168-2 6-338168-2 8-338168-2 7-338168-2 9-338168-2
15 5-338169-2 6-338169-2 8-338169-2 7-338169-2 9-336169-2
25 5-338170-2 6-338170-2 8-338170-2 7-338170-2 9-336170-2
a7 5-338171-2 6-338171-2 8-338171-2 7-338171-2 9-338171-2
Socket without Boardlocks — Solder Termination
No of Ways 3mm Hole 4-40 Ingerts 4-40 Screwlocks M3 Inserts M3 Screwlocks
9 5-106505-2 6-106505-2 8-106505-2 7-106505-2 9-106505-2
15 5-108506-2 6-106506-2 8-106506-2 7-106506-2 9-108508-2
25 5-106507-2 6-106507-2 8-106507-2 7-106507-2 9-106507-2
37 5-106508-2 6-106508-2 8-108508-2 7-106508-2 9-106508-2
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Catalog 82068 Dimensians are in inches and Dimensions are shown for ~ USA: 1-800-522-6752 South America: 55-11-3611-1514
Revised 3-04 millimeters unless otherwise refarence purposes only. Canada: 1-905-470-4425 Hong Kong: 852-2735-1628

specified. Values in brackets
are metric equivalents.
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Specifications subject

to change.

Mexico: 01-800-733-8926
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