Edge Connector
Commercial

.156” {3.96mm) Density
Dip Solder/Solder Eyelet

Features

* Dip solder tails, single readout, .156”
(3.95mm) long

+ Dip solder tails, double readout .156”
(3.96mm) on .200” (5.08mm) row
spacing, or .128” (3.18mm} long on
1407 (3.56rmm) row spacing

* Solder eyelet, single readout and double
readout on .200” {(5.08mm) row centers

+ Available with unigue tails for PC board
retention; holds the connector firmly on
the board during wave soldering
operations

* Bifurcated semi-bellows contacts far
added contact reliability

* Ideal for applications involving vibration
or board irregularities

* Contact positions: 6, 10, 12, 15, 18, 22,
24, and 25

* Accepts single or double sided .062”
(1.59mm) thick PC hoards '

¢ Available less mounting ears, or with
128" {3.25mm) mounting hole

* Meets applicable performance criteria of
MIL-C-21097

Performance Data
Materials

" lnisulation Material: UL 94V-0 rated

glassfilled polyester, green ¢
Contact Material: Spring brass

Contact Plating: 10 uinch‘gélective’ gold
over 30 pinch nickel in the contact area, &
pinch gold tails

Electrical Characteristicé

Withstanding Voltage: 1800 VAC rms
{@ sea level)

Current Rating: 5 Amps

Contact Resistance: 6 Millichms
maxirmum ‘

Insulation Resistance: 5000 Megohms
minimum

Mechanical Characteristics

Individual Contact Insertion and
Separation Force: 16 oz. maximum with
0707 (1.78mm} blade; T oz. minimum with
054" {1.37mm) blade

Environmental Characteristics

Shock: Per MIL-STD-202E, Method 213,
Condition C

Operating Temperature: -65°C 1o
+105°C

Vibration: Per MIL-STD-202E, Method
204, Condition B

Humidity; Per MIL-STD-202E, Method
103, Condition B

Accessoaries

Polarizing Key: Two types (order sepa-
rately): a) for between-contact polarization
and b) for in-contact pglarization

See page 38 for moee information

Card Guide Posts: (Order separately)
Attach to mounting ears and guide PC
board into connector

See page 38 for more information
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Edge Connector 156" (3.96mm) Density
Commercial Dip Solder/Solder Eyelet
Slot To Accept imensions
0541071 11.3771.80) Dimens
PC Hoard
» A Ne. of A B ¢ [
Pos./Cont. in . mm in mm in mm in nm
B 8/12 1.785 45,34 1.531 38.89 1.239 31.47 1.100 27.94
p L . o 10/20 2410 61.21 2.1568 54.76 1.874 4734 1724 4379
=} [ N 156 )
@é%, [@Hlﬁj Eﬁ&ﬁ: (I) R-NTY 2723 69.16 2488 6271 2177 5630 203% 5171
" H 7 [ v 1530 319 81.05 2937 74.60 2845. 67.18 2504 83.60
c I —r 18/36 3.660 92.96 3406 86.51 3114 79.10 2972 7549
22/44 4285 108.84 4031 102.39 3739 94.94 3.596 91.34
2448 4.598 116.79 4.344 110.34 4.052 102.92 391 99.34
25/50 4754 12075 4500 11430 4208  106.88 4067  103.30
Will Accept . .
3 No. 20 \AWG Wires Ordering Informatien
4 .
488 250 Single Readout
P ms3) 6.3
| 4 ¥ © 128" {3.25mm)Mounting Hole
I ) l " Dip Solder Tails Solder
5 % 050 —fi No. of A56” (3.96mm}Llong  Eyelet
1R 13.96) Ref. 292 x1.27) Slat | ZUUL— Pos./Cont. Part No. Part No.
3331845 - 458 15,08 6/6 50-68-10 50-6A-20
Card Insertion Depth 11.63 10/10 50-10B-10 50-10A-20
o s 12/42 50-12C-10 50-12A-20
~ $3.96) 13171 15/15 50-15B-10 * B0-15A-20
: Y T 18/18 50-188-10 50-18A-20
J Lk -
- -} *IMDL.- 2222 50-228-10 50-22A-20
(5081 (355) 25/25 50-25B-10 50-25A-20
Double Readout
128" {3.25mm)Mounting Hole Less Mounting Ears
Selder Eyelet Dip Solder Tails Dip Solder Tails Dip Solder Tafls
c .156” (3.96mm)Long 1257 (3.18mm}Long 125" {3.18mmjLong
375 2007 {5.08mm)Between 140" {3.56mm)Between .140” (3.56mm)Between
19.621 15& {3.96) Typ. No. of Row Spacing Row Spacing Row Spacing
————— o—o—eo- -(P- Pos/Cont.  PartNo. Part No. Part No. Part No.
b 531 133 49"4 55 1151 6/12 50-124-30 50-128-10 50-128-30-2 50-125-30-1
128 6451 D, i B3] Dia. Holes Typ.
7 Holes 10/20 50-20A-30 50-20B-10 50-208-30-2 50-208-30-1
12/24 50-244-30 50-24B-10 50-245-30-2 50-245-30-1
15/30 50-30A-30 50-30B-10 50-305-30-2 50-30S-30-1
18/36 H0-36A-30 50-36B-10 50-363-30-2 50-36S5-30-1
) 22144 50-44A-30 50-44B-10 50-443-30-2 50-445-30-1
12 25 D 26/50 50-50A-30 50-508-10 50-503:30.2 50-505-30-1

1155 (3.96) Typ. 051 (1.30) Dia.
[ Hole Typ.
200 (.06

O
140 {3.56)

3751852

K]




