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4-in-1 Multi-bit Pocket Precision Screwdriver - SD-41   |   Data Sheet

Designed with four standard non-magnetic tips, this 4-in-1 precision screwdriver is perfect for use on electronics and 
other small equipment. This screwdriver also features the following:
 
 • Includes #0 and #00 Phillips tips as well as 1/8” (3.2 mm) and 3/32” (2.4 mm) cabinet-slotted tips
 • Rotatable swivel cap on top gives you maximum precision and control
 • Chrome-plated shaft and Chrome Vanadium Steel bits improves durability and prevents corrosion
 • Cushion-grip rubber handle provides a comfortable non-slip grip
 • Interchangeable shaft for quick bit changes

SPECIFICATIONS

HEAD TYPE Cabinet Slotted, Phillips

CABINET HEAD SIZES 3/32” (2.4 mm), 1/8” (3.2 mm)

PHILLIPS HEAD SIZES PH0, PH00

OVERALL LENGTH 6.38” (162.1 mm)

SHAFT DIAMETER 0.242” (6.2 mm)

WEIGHT 0.088 lb (36.3 g)

UPC # 810053350706


