
NICKEL 

Model L(mm) 

AV29615 150±20 

AV29616 250±30 

AV29617 500±50 

AV29618 1000±50 

AV29619 1500±100 

AV29620 2000±100 

AV29621 3000±100 

AV29622 5000±200 

AV29623 10000±200 

AV29624 20000±300 

AV29625 30000±300 

AV29626 50000±500 
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MARK(WHITE):COAXIAL CABLE RG-59U 75 OHMS 

I I 
lf--- ---+-- - - - -

1 

-

I 

- - - - - - - ---<I 

I I 

1/0.65CU+PE+AL+0.12CU/32B+OD6.0 BLACK PVC 

WIRING DIAGRAM 

BNC Male 6-------16 BNC Male
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BNC MALE /BNC MALE 

BLACK. NICKEL PLATED 

29615-29626 

material 

NICKEL 

colour unit view 
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