SMT Current Sense Transformer

PHO500.XXXNL

@APulse

YAGEO Company

@ Insulation: Basic, 8.2mm creepage
(@™ Height: 8.8mm Max

@ Footprint: 13mm x 14mm Max
@ Current Rating: up to 10A

(™ Patented: US Patent 9,646,755

Electrical Specifications @ 25°C — Operating Temperature -40°C to +125°C

2 DCR (mQ Max)
.
Number Ratio A (mH MIND (F;fgp;%y) SeC(?_rLo;ary (Vbe)
PH9500.065NL 1:65 10 2.0 3 1620 4400
PH9500.100NL 1:100 10 10.0 3 2100 4400

NOTES:

1. The temperature of component (ambient temperature plus temper-ature rise) must be within the

specified operating temperature range.

2. The maximum current rating is based upon temperature rise of the component and represents the
DC current which will cause a typical temperature rise of 40°C with no airflow when both one tumn 5

windings connected in parallel.

3. Tocalculate value of terminating resistor (Rt) use the following formula:

Rt (W) = VRer * N / (Ipeak_primary)

density for uni-polar current use following formula:
Bpk = 23.81* Vrer * (Duty_Cycle_Max) *10°/ (N * Freq_kHz)
*for bi-polar current applications divide Bpk (as calculated above) by 2.

Optional Tape & Reel packaging can be ordered by adding a “T” suffix to the part number (i..
PH9500.065NL becomes PH9500.065NLT). Pulse complies to industry standard tape and reel
specification EIA481.

6. The “NL” suffix indicates an RoHS-compliant part number.

4. The peak flux density of the device must remain below 2000 Gauss. To calculate the peak flux
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Performance warranty of products offered on this data sheet is limited to the parameters specified. Data is subject to change without notice. Other brand and product names mentioned herein may
he trademarks or registered trademarks of their respective owners. © Copyright, 2019. Pulse Electronics, Inc. All rights reserved.
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