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THIRD-ANGLE PROJECTION
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CATEGORY

PRODUCT DESCRIPTION

DIMENSIONS ARE IN INCHES [mm]

CONFIGURATION DETAILS OF
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HDMI 2.1 Cable, M/RA-RIGHT-M, PVC, BLK

43321

       .X =  .2 [5]
        .XX =  .02 [.5]

           .XXX =  .005 [.13] 

2X OVERMOLD
AND STRAIN RELIEF
PVC, BLACK

UL20276
5 TP, 28AWG INDIVIDUALLY SHIELDED STRANDED TINNED COPPER
4 COND. 28AWG STRANDED TINNED COPPER
PLUS COPPER BRAID SHIELD
JACKET: HDMI 2.1 PVC, BLACK

 LENGTH 

PIN 1

NOTES:

1.  VOLTAGE TEST: DC 300V 10MS
      INSULATION RESISTANCE: 5.0M ohm/min.
      CONDUCTANCE RESISTANCE: 5.0 ohm/max.
2.  DUST CAPS INSTALLED AT SHIPPING. (NOT SHOWN)
3.  CABLE ASSEMBLY SHALL BE TESTED FOR CONTINUITY.
4. CABLE ASSEMBLY SHALL BE INDIVIDUALLY PACKAGED IN  
      ACCORDANCE WITH L-COM SPECIFICATION PS-0031.

REGULATORY COMPLIANCE:
EU RoHS DIRECTIVE (MOST RECENT RELEASED VERSION)

P1
HDMI 2.1 MALE
RIGHT ANGLE
CONNECTOR

ITEM NUMBER LENGTH MM  [FT]
HD21PRAR-MM-BLK-05M 500.0 +51.0/-0  [1.64]
HD21PRAR-MM-BLK-1M 1000.0 +51.0/-0  [3.28]
HD21PRAR-MM-BLK-2M 2000.0 +102.0/-0  [6.56]
HD21PRAR-MM-BLK-3M 3000.0 +102.0/-0  [9.84]
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