
Code No: Voltage: Light Source: Current: 

LED-TL-01 8-20v Ac/Dc ~ 36 SMT LEDs 240mA @ 12v Dc
LED-TL-02 20-30v Ac/Dc ~ 36 SMT LEDs 120mA @ 24v Dc
LED-TL-03 35-85v Ac/Dc ~ 36 SMT LEDs 76mA @ 48v Dc
LED-TL-05 40-380v Dc ---  36 SMT LEDs 35mA @ 230v Ac
 85-280v Ac ~

50/60 -25+55 IP 65Kg
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Multiple Modular Assembly Options & Electrical Control
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