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PRODUCT SPEC

APPLICATION SPEC

NAME

ASSEMBLY, HEADER, BREAKAWAY, MOD II,
SINGLE ROW, .100 C/L, RIGHT ANGLE,
WITH .025 SQUARE POSTS

PHOSPHOR BRONZE
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