UL AWM STYLE 2661
CSA AWM Il A/B FT4

CSA AWM Il A/B FT4
MULTICONDUCTOR, SHIELDED RoHS COMPLIANT

300 VOLT
I EEEE————————————————————————————————————————————————————————————

Xtreme Performance In Single Axis, High-Flex Duty, Continuous Rolling Or
Bending Flexing Environments Up To 6 Million Flex Life Cycles

Xtreme Performance Benefits:

o Flexible PVC Insulation And Jacket With Overall Cable Design For Installation In
C-Track Or High Flexing Applications Up To 6 Million Flex Life Cycles

o Unique Premium-Grade PVC Insulation And Jacket Provides Easier Routing Of

Cables In Tight Spaces

Outstanding Oil, Solvent, Chemical And Fuel Resistance

o Perfectly Round Geometry Helps Insure A Liquid-Tight Installation Per IP-67 Or
NEMA 6

o Superior Performance Against EMI/RFI When Specified With SUPRASHIELD®
CONTINUOUS FLEX

XTRA-GUARD® CONTINUES FLEX MULTICONDUCTOR DATA CABLE
APPLICATIONS:
o Industrial Electrionic Processing Equipment
DataComm Connections
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