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Keys

JP Sleeve sets of hexagon keys

W NF/ISO 2936, DIN ISO 2936. 

• Keys supplied in compact sleeve-case with hinged flap for instant selection 

of size needed 

82H : Short keys. 

83H : Long keys. 

83SH : Long spherical head keys. 

83S.L : Extra-long keys.
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82H.JP9 82H 1,5 - 2 - 2,5 - 3 - 4 - 5 - 6 - 8 - 10 JP9 260

82H.JP8U 82H 3/32 - 1/8 - 5/32 - 3/16 - 7/32 - 1/4 - 5/16 - 3/8 JP8U 235

83H.JP9 83H 1,5 - 2 - 2,5 - 3 - 4 - 5 - 6 - 8 - 10 JP9 350

83SH.JP7 83SH 1,5 - 2 - 2,5 - 3 - 4 - 5 - 6 JP9 290

83SH.JP9 83SH 1,5 - 2 - 2,5 - 3 - 4 - 5 - 6 - 8 - 10 JP9 450

83SH.JPA 83SH 1,5 - 2 - 2,5 - 3 - 4 - 5 - 6 - 7 - 8 270

83SH.JP6U 83SH 3/32 - 1/8 - 5/32 - 3/16 - 7/32 - 1/4 JP8U 300

83SH.JP8U 83SH 3/32 - 1/8 - 5/32 - 3/16 - 7/32 - 1/4 - 5/16 - 3/8 JP8U 365

83S.JP9L 83S.L 1,5 - 2 - 2,5 - 3 - 4 - 5 - 6 - 8 - 10 JP9 350

Set of 6 hexagon keys 83R for safety fasteners

83R.JP6
• Sleeve-set contains sizes 2 - 2,5 - 3 - 4 - 5 - 6. 

D : 350 g.

89.JP Sleeve set of TorxJ keys

• Meets TorxJ et ResistorxJ. 

• 89 TorxJ keys. 

• 89L Long TorxJ keys. 

• 89 ResistorxJ keys. 

• 89S Long TorxJ keys with spherical heads. 
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89.JP6 89 10 - 15 - 20 - 25 - 30 - 40 230

89.JP8 89 10 - 15 - 20 - 25 - 27 - 30 - 40 - 45 330

89.JP8L 89L 10 - 15 - 20 - 25 - 27 - 30 - 40 - 45 360

89R.JP6 89R 10  - 15 - 20 - 25 - 30 - 40 220

89S.JP8 89S 10 - 15 - 20 - 25 - 27 - 30 - 40 - 45 230
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