AIRFLEX DUCTING, ALUMINIUM FOIL

Total thickness, without adhesion {micarons) 45
Temperature range (°C) -30 - +140
Maximum operating pressure (Pa) 2500
Maximum atr velodty (m/s} U 30
Diamater range (mm) P 102 - 508

Fire clas according to 2

AIRFLEX DUCTING, PVC

Mechanical properties- . -

Total thickness without adheslon ’_

Tha Nethadlands (NEN 5065/6066) 1
Germany (DIN 4102) B2 ;
France (CSTB) M1 ;
Switzerfand (BKZ) X
United Kingdom (BS 476) i, 7and 20
Austria (B3B00) Bl
Sweden (SP Rre 106) i
[aly (CS1) x i
Article number DA3{@}
Material structure S layers
Construction
aluminium 3
polyaster !l z 4
Wire spasing
Minimum banding radius 0.54x 9
Standand iength (metres) i0
Standard colour aluminlum

X = notbeen tested

(microns) 135
Temperature range (°C} -356 - +140
Maximum op=arating pressure (Pa) +3000 |
Maximum velocity of aic (m/s) 30
7Diameter range (mm) 102 - 508
The Netheriands (NEN 6065/6066) 1and 3 ;
Germany {DIN 4102) B2 .
France (CSTB) '
Switzerland (B8K2) o T
United Kingdom (BS 476) 7 and 20
Austria (B3800) B2
Sweden (SP Fire 106) ' X i
italy (CSI) | 5
Article numbar DC21(B/W/G]
{2 ;

Matertal structure 6 layers |
Construction ——

jayers of copo[yme{ . B ) _2
© atumintum 1’

polyester
Wire spacing

2 52 mm Irrelevant

B 65 and 76 mm ireievant

xB 76 [rrelevant
Mlnimum bending radius 0.58x @
Standard length (metres) 10
) B = black
Standard colour W = white

G = grey




