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UNIT:mm X-LOK D SIZE 3PIN CONNECTOR Ouyang 2023/02/06
      TOLERANCE
 DM-XXBFMM-QL8CXX Jerry 2023/02/061:1 A4     1     1

ALTW Fred 2023/02/06B .0  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

A - 2023/02/06 Ouyang Initial Release 

B C230219 2023/02/20 Ouyang    x2

3      Green    綠
2      White    白
1      Black    黑
 
Pin      #     Wire

Pin Assignments
Fronts View

Note:
* RoHS Compliant
*     Important Dimension
* Waterproof Rate: IP68, Mated 1m/24h
* Connector
   Housing: Thermoplastic, Black
   Pin:  Copper Alloy, Silver Plated
   O-Ring: Rubber, Black
   Nut:  Thermoplastic, Black
   Outer Mold: Thermoplastic, Black
* Cable: UL2517,  PVC Jacket, Black
* Cable Length Tolerance: 1M: +50/-0 mm
                          1M < L ≦ 3M: +100/-0 mm
                          3M < L ≦ 5M: +150/-0 mm
                          5M < L ≦ 10M: ±100 mm
                          10M < L ≦ 20M: ±200 mm
                          20M < L ≦ 30M: ±300 mm
                          30M < L ≦ 99M: ±500 mm

DM-XXBFMM-QL8C XX

XX:1~99 Meters
01: 1 Meter
02: 2 Meter 
  :
99: 99Meter
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XX: No.of pin
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