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Opticom® Enclosures/Patch Panels
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FRME1U Rack Mount Fiber Enclosure, 1RU 1 3 72 v/ | Telco/Work Area/Pre-Term BL/WH v (Up to 6) FOSMF FSC24 3 N/A
FRME2U Rack Mount Fiber Enclosure, 2RU 2 6 144 v/ | Telco/Work Area/Pre-Term BL/WH v (Up to 12) FOSMF FSC24 6 N/A
FRME4 Rack Mount Fiber Enclosure, 4RU 4 12 288 v/ | Telco/Work Area/Pre-Term BL/WH v (Up to 24) N/A FSC24 3 N/A
FCE1U** Rack Mount Fiber Enclosure, 1RU 1 4 96 v Data Center/Pre-Term BL/WH v/ (Up to 8) FOSMF FSC24 4 N/A
FCE1UA** Rack Mount Fiber Enclosure Open Access, 1RU 1 4 96 v Data Center/Pre-Term BL/WH v (Up to 8) FOSMF ESC24 4 N/A
FCE2U** Rack Mount Fiber Enclosure, 2RU 2 8 192 v Data Center/Pre-Term BL/WH v (Up to 6) FOSMF FSC24 8 N/A
FCE4U** Rack Mount Fiber Enclosure, 4RU 4 12 288 v Data Center/Pre-Term BL/WH v (Up to 24) FOSMF FSC24 12 N/A
CFAPPBL1 + FMT1 Flat Patch Panel with Enclosure, 1RU 1 4 96 X Basic Fixed Patch Panel BL v (Up to 8) FOSMF ESC24 4 N/A
CFAPPBL1A + FMT1A Angled Patch Panel with Enclosure, 1RU 1 4 96 X Basic Fixed Patch Panel BL N/A FOSMF FSC24 4 N/A
CFAPPBL2 + FMT2 Flat Patch Panel with Enclosure, 2RU 2 8 192 X Basic Fixed Patch Panel BL v (Up to 16) FOSMF FSC24 8 N/A
CFAPPBL2A + FMT2A Angled Patch Panel with Enclosure, 2RU 2 8 192 X Basic Fixed Patch Panel BL N/A FOSMF FSC24 8 N/A
FWME2 Wall Mount Enclosure, 2 FAPs N/A | 2 ztB(I(ZFSA'\I'?) X Wall Mount BL N/A FSTK N/A 2 FSTHS
FWME4 Wall Mount Enclosure, 4 FAPs N/A| 4 fss((FFé’% x Wall Mount BL / (Upto 8) FST6 N/A 4 FST6H4
FWMES Wall Mount Enclosure, 8 FAPs NA| 8 ;22(,%% X Wall Mount BL v/ (Up to 16) FST6 N/A 8 FST6H4 (2)
Opticom® Fiber Optic Drawers
FMD1 Rack Mount Fiber Drawer, 1RU 1 4 48 X Basic Fiber Drawer BL v (Up to 8) FOSMF FSC24 4 -
FMD2 Rack Mount Fiber Drawer, 2RU 2 8 96 X Basic Fiber Drawer BL v (Up to 16) FOSMF FSC24 8 -
Rack Mount Fiber Drawer, 1RU Preloaded with 12 .
FD1W12BUDSCZ duplex 9um SC adaptors, blue, zirconia ceramic 1 [ N/A 24 X Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A -
Rack Mount Fiber Drawer, 1RU Preloaded with 24 .
ED1W24BUDSCZ duplex OS2 SC adaptors, blue, zirconia ceramic 1 |NA 48 X | Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A B
Rack Mount Fiber Drawer, 1RU Preloaded with 12 .
FD1W12BUDLCZ blue duplex OS2 LC /zirconia 1 |N/A 24 X Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A -
Rack Mount Fiber Drawer, 1RU Preloaded with 12 .
FD1W24BUDLCZ blue duplex OS2 LC /zirconia 1 | N/A 48 X Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A -
Rack Mount Fiber Drawer, 1RU Preloaded with 6 .
FD1W6AQDSCZ aqua duplex OM3 LC /zirconia 1 [ N/A 12 X Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A -
Rack Mount Fiber Drawer, 1RU Preloaded with 12 _ ’ _
FD1W12AQDSCZ duplex 50um SC adapters, aqua, zirconia 1 | N/A 24 X Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A
Rack Mount Fiber Drawer with 24 SC duplex aqua ’
FD1W24AQDSCZ adaptors, zirconia 10G OM3/0M#4 1 [ N/A 48 X Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A -
Rack Mount Fiber Drawer, 1RU Preloaded with 12 .
FD1W12AQDLCZ aqua duplex LC /zirconia 1 | N/A 24 X Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A -
Rack Mount Fiber Drawer, 1RU Preloaded with 24 _ 7 _
FD1W24AQDLCZ duplex OM3 LC adaptors, aqua, zirconia ceramic 1 I N/A 48 X Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A
Rack Mount Fiber Drawer, 1RU Preloaded with 24 .
FD1W24AQDLCZ aqua duplex LC /zirconia 1 |N/A 48 X Pre-Loaded Fiber Drawer BL N/A FOSMF FSC24 N/A -
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HD Flex™ Enclosures/Patch Panels
FLEX1U04 4-Port HD Flex™ Enclosure, 1RU 1 18 144 v Data Center/Pre-Term BL N/A %ﬁ%ﬁiﬁ N/A 18 -
FLEX2U04 4-Port HD Flex™ Enclosure, 2RU 2 | 36 288 / | Data Center/Pre-Term BL N/A HDFlex “Solice | \/a 36 -
FLEX4U04 4-Port HD Flex” Enclosure, 4RU 4 | 72 576 /| Data Center/Pre-Term BL N/A HDFlex sSolice | nja 72 -
FLEX1UPN04 4-Port HD Flex” Panel, 1RU 1|18 144 X | Data Center/Pre-Term BL N/A %ﬁ%‘!‘i N/A 18 -
FLEX2UPNO4 4-Port HD Flex” Panel, 2RU 2 | 36 288 X | Data Center/Pre-Term BL N/A HD Flex Splice | na 36 -
FLEX4UPN04 4-Port HD Flex” Panel, 4RU 4 | 7 576 X | Data Center/Pre-Term BL N/A HD Flex “Splice. |\ 72 -
FLEX1U06** 6-Port HD Flex" Enclosure, 1RU 1|12 144 /| Data Center/Pre-Term BL/WH N/A HD Flex Selice | nja 12 -
FLEX2U06** 6-Port HD Flex" Enclosure, 2RU 2 |24 288 / | DataCenter/Pre-Term | BL/WH na | HEFlex Splice |y 24 -
FLEX4U06** 6-Port HD Flex™ Enclosure, 4RU 4 | 48 576 / | Data Center/Pre-Term BL/WH N/A %;%’L‘ﬁ N/A 48 -
FLEX1UPNO6** 6-Port HD Flex” Panel, 1RU 112 144 X | DataCenter/Pre-Term | BL/WH na | HEFlex Splice | ya 12 -
FLEX2UPN06** 6-Port HD Flex"” Panel, 2RU 2 | 24 288 x | DataCenter/Pre-Term BL/WH N/A %;%l‘i N/A 24 -
FLEX4UPN06** 6-Port HD Flex” Panel, 4RU 4 | 48 576 X | Data Center/Pre-Term BL/WH N/A HDFlex Solice | ny/a 48 -
FLEX1U12 12-Port HD Flex™ Enclosure, 1RU 1] 6 144 / | Data Center/Pre-Term BL N/A %;%!ﬁ N/A 6 -
FLEX2U12 12-Port HD Flex" Enclosure, 2RU 2 | 12 288 / | Data Center/Pre-Term BL N/A HDFlex Solice | n/a 12 -
FLEX4U12 12-Port HD Flex™ Enclosure, 4RU 4 24 576 v Data Center/Pre-Term BL N/A %ﬁ% N/A 24 -
FLEX1UPN12 12-Port HD Flex™ Panel, 1RU 1|6 144 X | Data Center/Pre-Term BL N/A HDFlex “Splice | \/a 6 -
FLEX2UPN12 12-Port HD Flex" Panel, 2RU 2 | 12 288 x | Data Center/Pre-Term BL N/A HDFlex Splice | nja 12 -
FLEX4UPN12 12-Port HD Flex” Panel, 4RU 4 | 24 576 X | DataCenter/Pre-Term BL N/A %2%2& N/A 24 -
HD Fusion Enclosures
. N . 576 single / FST48 12 FST48 _
FRMHSS-4RU HD Fusion Splicing Solution, 4RU 4 | N/A 1152 ribbon /| Telco/Work Area/Pre-Term BL N/A FST144R N/A 12 FST144R
R HD Fusion Wall Mount Splice Enclosure, 1152 single / FST48 24 FST48 _
EWMHSSQS-3456 3456 Fibers N/ATN/A | 3456 ribbon | X Wall Mount GS N/A FST144R N/A | o4 FST144R
HD Fusion Wall Mount Splice Enclosure, 2304 single / FST48 48 FST48 _
Pl Rl 6912 Fibers N/A | N/A | 6912 ribbon | X WalllMount GS N FST144R N/A | 48 FST144R

Replace ** at the end of a part # with WH for White Powder Coated

www.panduit.com cs@panduit.com 800.777.3300 m n u IT®
© 2022 FBFL37--SA-ENG 2/2022



https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/flex1u04.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/flex2u04.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/flex4u04.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/flex1upn04.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/flex2upn04.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/flex4upn04.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/flex1u06.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/flex2u06.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/flex4u06.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/flex1upn06.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/flex2upn06.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/flex4upn06.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/flex1u12.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/flex2u12.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/flex4u12.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/flex1upn12.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/flex2upn12.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/flex4upn12.html
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/search.html?q=fhs
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosure-accessories/frmhss-4ru.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosure-accessories/fst48.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosure-accessories/fst48.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/fwmhssgs-3456.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosure-accessories/fst48.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosure-accessories/fst48.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosures/fwmhssgs-6912.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosure-accessories/fst48.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-enclosure-accessories/fst48.html
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Panduit Fiber
Distribution Systems

Opticom® Splice Cassettes

FCS9N-12-03P

OS2 SC adapters with 250pm pigtails
082 SC/APC adapters with 250pm pigtails
OMB3/OM4 SC adapters with 250um pigtails

FCS9N-12-SAP
FCSZ0-12-03P

FCS9N-12-10P

OS2 LC adapters with 250pm pigtails
OS2 LC adapters with flat Ribbon fiber leads
082 LC/APC adapters with 250um pigtails
OS2 LC/APC adapters with flat Ribbon fiber leads
OMB3/OM4 LC adapters with 250pm pigtails
OMB3/OM4 LC adapters with flat Ribbon fiber leads

FCS9N-12-10R
FCSON-12-LAP

CS9N-12-LAR

FCSZ0-12-10P
FCSZ0-12-10R

OS2 FAP with * blue SC Duplex adapters
OS2 FAP with * green angled SC Duplex adapters
OMB3/0OM4 FAP with * aqua SC Duplex adapters

FAP*WBUDSCZ
FAP*WAGDSCZ
FAP*WAQDSCZ

FAP*WBUSCZ

FAP6WAQSCZ

FAP*WBUDLCZ OS2 FAP with * LC blue Duplex Zirconia Adapters

FAP*WAGDLCZ OS2 FAP with * LC green angled Duplex Zirconia Adapters

FAP*WAQDLCZ OM3/0OM4 FAP with * LC aqua Duplex Zirconia Adapters
OMS5 FAP with * LC lime Duplex Zirconia Adapters

OS2 FAP with * blue SC Simplex adapters
OS2 FAP with * green angled SC Simplex adapters
OMB3/0OM4 FAP with 6 aqua SC Simplex adapters

FAP12WBULCZ

082 with 12 LC Simplex Zirconia Adapters
FAP12WAQLCZ OM3/0M4 with 12 LC Simplex Zirconia Adapters
*Keyed Opticom® Duplex LC FAP’s available on Panduit.com

FAPH0412**MPO 4 position, 12 Fiber Horizontal MPO FAP
FAPH0612**MPO 6 position, 12 Fiber Horizontal MPO FAP
FAPH0812**MPO 8 position, 12 Fiber Horizontal MPO FAP
FAPH1212**MPO 12 position, 12 Fiber Horizontal MPO FAP
FAPH1612**MPO 16 position, 12 Fiber Horizontal MPO FAP
FAPH1812**MPO 18 position, 12 Fiber Horizontal MPO FAP
FAPV0412**MPO 4 position, 12 Fiber Vertical MPO FAP

FAPV0612**MPO 6 position, 12 Fiber Vertical MPO FAP

FAPH0812**MPO 8 position, 12 Fiber Vertical MPO FAP

100G ** position, 24 Fiber Horizontal MPO FAP

www.panduit.com cs@panduit.com 800.777.3300
© 2022 FBFL37--SA-ENG 2/2022
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CASSETTES

(4

0S2 = blue
OM3/0OM4 = aqua

SC Adapters APC = green
12 12 Preloaded with Discrete pigtails 24 fiber = red
12 12 Preloaded with Discrete pigtails
12 12 Preloaded with Discrete pigtails
LC Adapters
6 12 Preloaded with Discrete pigtails
6 12 Preloaded with Ribbon pigtails
6 12 Preloaded with Discrete pigtails
6 12 Preloaded with Ribbon pigtails
6 12 Preloaded with Discrete pigtails
6 12 Preloaded with Ribbon pigtails
Opticom® FAPS
SC Duplex Adapters
N/A | N/A Replace * with 2, 3, 4, or 6 for adapter count needed
N/A | N/A Replace * with 2, 3, 4, or 6 for adapter count needed
N/A | N/A Replace * with 2, 3, 4, or 6 for adapter count needed
SC Simplex Adapters
N/A | N/A | Replace * with 6 or 12 for adapter count needed; ex FAP12WBUSCZ for 12 simplex adapters
N/A | N/A | Replace * with 6 or 12 for adapter count needed; ex FAP12WAGSCZ for 12 simplex adapters
N/A | N/A Only available in 6 simplex adapters
LC Duplex Adapters
NA NA Replace * with 6, 8, or 12; ex FAP12WBUDLCZ
NA | NA Replace * with 6 or 12 only; ex FAP12WAGDLCZ
NA NA Replace * with 6, 8, or 12; ex FAP12WAQDLCZ
NA NA Replace * with 6 or 12 only; ex FAP12WWDLCZ
LC Simplex Adapters
12 12 12 Adapters only
12 12 12 Adapters only
MPO Adapters
4 48 Replace ** with BL for Key-Up/Key-Down, or CG for Key-Up/Key-Up
6 72 Replace ** with BL for Key-Up/Key-Down, or CG for Key-Up/Key-Up
8 96 Replace ** with BL for Key-Up/Key-Down, or CG for Key-Up/Key-Up
12 144 Replace ** with BL for Key-Up/Key-Down, or CG for Key-Up/Key-Up
16 192 Replace ** with BL for Key-Up/Key-Down, or CG for Key-Up/Key-Up
18 216 Replace ** with BL for Key-Up/Key-Down, or CG for Key-Up/Key-Up
4 48 Replace ** with BL for Key-Up/Key-Down, or CG for Key-Up/Key-Up
6 72 Replace ** with BL for Key-Up/Key-Down, or CG for Key-Up/Key-Up
8 96 Replace ** with BL for Key-Up/Key-Down, or CG for Key-Up/Key-Up
4 96 Replace ** with 04, 06, 08, 12. Type A Key-Up/Key-Down RED

PANDUIT



https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fcs9n-12-03p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fcs9n-12-sap.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fcszo-12-03p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fcs9n-12-10p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fcs9n-12-10r.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fcs9n-12-lap.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fcs9n-12-lar.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fcszo-12-10p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fcszo-12-10r.html
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/fap12wbulcz.html
https://www.panduit.com/content/dam/panduit/en/products/media/5/75/675/0675/109800675.pdf
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/faph0412blmpo.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/faph0612blmpo.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/faph0812blmpo.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/faph1212blmpo.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/faph1612blmpo.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/faph1812blmpo.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/fapv0412blmpo.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/fapv0612blmpo.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/faph0812blmpo.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/faph0424rdmpo.html

Fiber Splicing Component Matrix

1onpoud

=}
[+
173
(s}
=h
o
=
o
=

Panduit Fiber
Distribution Systems

juno9 1iod

N0 Jaqiy

HD Flex™ Splice Cassettes

SC Adapters
0S2, SC Discrete pigtails, Standard IL 12 | 12
052, SC/APC Discrete pigtails, Standard IL 12 | 12
OM4, SC Discrete pigtails, Ultra IL 12 | 12
| FHSON-12-03R | 0S2, SC Ribbon pigtails, Standard IL 12 | 12
052, SC/APC Ribbon pigtails, Standard IL 12 | 12
OM4, SC Ribbonized pigtails, Ultra IL 12 | 12

LC Adapters
0S2 LG Discrete pigtails, Standard IL 6 | 12
0S2 LC/APC Discrete pigtails, Standard IL 6 | 12
OMS3 LG Discrete pigtails, Optimized IL 6 | 12
OM4 LC Discrete pigtails, Optimized IL 6 | 12
OM4 LC Discrete pigtails, Ultra IL 6 | 12
FHS9N-12-10R 052 LC Ribbonized pigtail, Standard IL 6 | 12
052 LC/APG Ribbonized pigtails, Standard IL 6 | 12
OM3 LC Ribbonized pigtail, Optimized IL 6 | 12
OM4 LG Ribbonized pigtail, Optimized IL 6 | 12
OM4 LC Ribbonized pigtail, Ultra IL 6 | 12
FHS9N-24-10P OS2 LC Discrete pigtails, Standard IL 12 24
FHS9N-24-LAP OS2 LC/APC Discrete pigtails, Standard IL 12 24
OM4 LC Discrete pigtails, Ultra IL 12 | 24
052 LC Ribbonized pigtails, Standard IL 12 | 24
0S2 LC/APC Ribbonized pigtails, Standard IL 12 | 24
OM4 LC Discrete pigtails, Ultra IL 12 | 24
FHSN-24 ‘ Splice Only Blank front cassette 12 24

HD Flex™ Splice Cassettes

SC Adapters
M FAP Cassette w/ OS2 LC blue zirconia adapters 6 12
FAP Cassette w/ OS2 LC/APC green zirconia adapters 6 12
M FAP Cassette w/ OM3 LC aqua zirconia adapters 6 12

MPO Adapters

FHMP-6-ABL \ 6 port MPO FAP Cassette, Type A adapters, black 6 72
6 port MPO FAP Cassette, Type A adapters, red 6 144
FHMP-6-BCG \ 6 port MPO FAP Cassette, Type B Adapters, charcoal gray 6 72
6 port MPO FAP Cassette, Type A Adapters, black 6 72
6 port MPO FAP Cassette, Type B Adapters, charcoal gray 6 72

www.panduit.com cs@panduit.com 800.777.3300
© 2022 FBFL37--SA-ENG 2/2022

Preloaded with Discrete pigtails
Preloaded with Discrete pigtails
Preloaded with Discrete pigtails
Preloaded with Ribbon pigtails
Preloaded with Ribbon pigtails
Preloaded with Ribbon pigtails

Preloaded with Discrete pigtails
Preloaded with Discrete pigtails
Preloaded with Discrete pigtails
Preloaded with Discrete pigtails
Preloaded with Discrete pigtails
Preloaded with Ribbon pigtails
Preloaded with Ribbon pigtails
Preloaded with Ribbon pigtails
Preloaded with Ribbon pigtails
Preloaded with Ribbon pigtails
Preloaded with Discrete pigtails
Preloaded with Discrete pigtails
Preloaded with Discrete pigtails
Preloaded with Ribbon pigtails
Preloaded with Ribbon pigtails
Preloaded with Ribbon pigtails
Preloaded with pigtails and ribbon

LC Pigtails not included
LC Pigtails not included
LC Pigtails not included

Key-Up/Key Down Type A
Key Up/Key-Down Type A
Key Up/Key-Up Type B
Key-Up/Key Down Type A OM5
Key Up/Key-Up Type B OM5

CASSETTES (conT'D)

(4

0S2 = blue
OM3/0OM4 = aqua

APC = green
24 fiber = red

PANDUIT



https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-12-03p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-12-3ap.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsza-12-03p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-12-3ar.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsza-12-03r.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-12-10p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-12-lap.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsxo-12-10p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhszo-12-10p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsza-12-10p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-12-10r.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-12-lar.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsxo-12-10r.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhszo-12-10r.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsza-12-10r.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-24-10p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-24-lap.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsza-24-10p.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-24-10r.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-24-lar.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsza-24-10r.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsn-24.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-12-10n.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhs9n-12-lan.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-cassettes/fhsxn-12-10n.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/fhmp-6-abl.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/fhmp-6-ard.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/fhmp-6-bcg.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/fhmpw-6-abl.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-panels-cassettes-enclosures/fiber-optic-panels/fhmpw-6-bcg.html
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0S2 = blue
OM3/0OM4 = aqua
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Panduit Fiber
Distribution Systems

900-Micron Buffered Pigtail Sets

LC Simplex APC = green
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900-Micron Buffered Pigtai

LC Simplex
0S2 1 Fiber 900um Buffered Patch Cord No Jacket LC to Pigtail 1 Replace x with 1, 2, or 3 meters
0S2 1 Fiber 900um Buffered Patch Cord No Jacket LG/APC to Pigtail 1 Replace x with 1, 2, or 3 meters
OMS3 1 Fiber 900um Buffered Patch Cord No Jacket LC to Pigtail 1 Replace x with 1, 2, or 3 meters
OM4 1 Fiber 900um Buffered Patch Cord No Jacket LC to Pigtail 1 Replace x with 1, 2, or 3 meters
OMS5 1 Fiber 900um Buffered Patch Cord No Jacket LC to Pigtail 1 Replace x with 1, 2, or 3 meters

SC Simplex
082 1 Fiber 900um Buffered Patch Cord No Jacket SC Simplex to Pigtail 1 Replace x with 1, 2, or 3 meters
0S2 1 Fiber 900um Bg{;?’;?gxligtg?ggﬁrd No Jacket SC/APC - Replace x with 1, 2, or 3 meters
OM3 1 Fiber 900um Buffered Patch Cord No Jacket SC Simplex to Pigtail 1 Replace x with 1, 2, or 3 meters
OM4 1 Fiber 900um Buffered Patch Cord No Jacket SC Simplex to Pigtail 1 Replace x with 1, 2, or 3 meters

12 Strand LC/SC Pigtail Trunks

082 12-Fiber OFNR trunk pigtail with LC Simplex connectors, 18" Breakout, 12 Blue, Orange, Green, Brown, Slate, White, Red, Black, Yellow, Violet, Rose, Aqua.
Stan IL, Meters Replace *** with 001, 002, 003 for 1, 2, or 3 meters

OM3 12-Fiber OFNR trunk pigtail with LC Simplex connectors, 18" Breakout, 12 Blue, Orange, Green, Brown, Slate, White, Red, Black, Yellow, Violet, Rose, Aqua.
Stan IL, Meters Replace *** with 001, 002, 003 for 1, 2, or 3 meters

OS2 12-Fiber OFNR trunk pigtail with SC Simplex connectors, 18" Breakout, 12 Blue, Orange, Green, Brown, Slate, White, Red, Black, Yellow, Violet, Rose, Aqua.
Stan IL, No Pulling Eye, Meters Replace *** with 001, 002, 003 for 1, 2, or 3 meters

OM3 12-Fiber OFNR trunk pigtail with SC connectors, 18" Breakout, 12 Blue, Orange, Green, Brown, Slate, White, Red, Black, Yellow, Violet, Rose, Aqua.
Stan IL, Meters Replace *** with 001, 002, 003 for 1, 2, or 3 meters

QuickNet™ PanMPO/MPO Ribbon Pigtail Assemblies

Replace x with Connector (5=MPO Female, 6=MPO Male, 7=PanMPO Female,
8=PanMPO Male), Replace *** with meters (ex 003)

Replace x with Connector (5=MPO Female, 6=MPO Male, 7=PanMPO Female,
8=PanMPO Male), Replace *** with meters (ex 003)

FOTSR17NNSNM***

EXTSR17NNSNM***

FOTSR37NNSNM***

EXTSR37NNSNM***

FOTCNXNNNSNM*** 082 12-Fiber 250um Bare Fiber Ribbon pigtail with x connector, Stan IL 12

FZTCNXNNNONM*** OM4 12-Fiber 250um Bare Fiber Ribbon pigtail with x connector, Opt IL 12

www.panduit.com cs@panduit.com 800.777.3300 m n u IT®
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https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/f91bn1nnnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/fx1bn1nnnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/fz1bn1nnnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/f91bn3nnnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/fx1bn3nnnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/fz1bn3nnnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/f9tsr17nnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/fxtsr17nnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/f9tsr37nnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/fxtsr37nnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/f9tcn5nnnsnm001.html
https://www.panduit.com/en/products/fiber-optic-systems/fiber-optic-cable-assemblies/fiber-optic-interconnects-patch-cords-pigtails/fztcn5nnnonm001.html

Fiber Splicing Component Matrix

Panduit Fiber Optic Breakout Kit Part Numbers for Singlemode

Part Number
FOBKF24YM1
FOBKF48YM1
FOBKF72YM1
FOBKF96YM1
FOBKF144YM1
FOBKF288YM1
FOBKF432YM1
FOBKF576YM1
FOBKF864YM1

Note: Insert ribbons into tubes in groups of (12)

Jacket Color

Yellow
Yellow
Yellow
Yellow
Yellow
Yellow
Yellow
Yellow
Yellow

Ex: 144F is twelve groups of 12-fibers

www.panduit.com cs@panduit.com 800.777.3300

© 2022 FBFL37--SA-ENG 2/2022

Fiber Count

24
48
72
96
144
288
432
576
864

# of Tubes

Part Number
FOBKF24AM1
FOBKF48AM1
FOBKF72AM1
FOBKF96AM1
FOBKF144AM1

FURCATION KITS

Panduit Fiber Optic Breakout Kit Part Numbers for

Jacket Color
Aqua
Aqua
Aqua
Aqua
Aqua

Fiber Count # of Tubes
24 \ 2
48 \ 4
72 \ 6
96 \ 8
144 \ 12
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