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DATA SHEET INNOVATOR IN ELECTRONICS
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Coin manganese dioxide lithium batteries
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DATA SHEET INNOVATOR IN ELECTRONICS
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Discharge Characteristics on Load Discharge Characteristics on Temperature
Test Condition: constant discharge Test Condition: constant discharge
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Discharge Load vs. Operation Voltage Discharge Load vs. Discharge Capacity
(Discharge depth 40%)
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Discharge Characteristics on Pulse Load Storage Characteristics
(Discharge depth 40%) Test Condition: constant discharge
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*Data is not guaranteed, and is provided for reference purposes only.
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