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NOTES:
1.) MATERIAL WILL BE TYPE I PVC
2.) ALL TOLERANCES TO BE .015 UNLESS OTHERWISE NOTED
3.) MAXIMUM OPERATING TEMPERATURE TO BE 140  F.
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