
 

 

 

 

 

 

 
Category 6A IP68 feed-through coupler 
 

   
 
Category 6A IP68 rated feed-through coupler (WACSG) 
This intuitive Category 6 IP68 coupler enables cable to be connected easily without the need for other 

 special IP rated components. Robust and fire retardant it is suitable for any environment where dust and 
 moisture are a concern. 

 
 

Features  
 

• Category 6A FTP coupler; also suitable for Category 5e and Category 6 installations 

• IP68 rating means that the product is dust tight and can be immersed for up to 30 minutes in water up to 

1m depth 

• Suitable for cables with OD 5.0-7.5mm 

• Ideal for use in dusty factories or in external environments such as stadiums, marinas and outside plant. 

• Panel mountable (mounting nut supplied) 

 
Specifications 
 

• Weight: 48g approx. 
 

• Dimensions: 116 x 30 x 28mm 
 

• Colour: Black 
 

• Material: Nylon PA66 – high impact resistant and UL94V-0 flame retardant 
 

• Accepts most RJ45 cable assemblies but not suitable for use with field assembly plugs (such as TUK 
code PGSMC) 
 

 
Packaging: Supplied in individual poly bags (WACSG) and then in bags of 20 
 



 
 
 
 
 
 
 
Commodity Code: 85177090 

 
EAN: 5055386507563 
 
 
Country of Origin: China 
 
 
Illustrative images: Used as an in-line coupler 
 

 
 
 
 

 
 

 
 

 
 
 
 

 

 

 

 

 

 

 

 

 

 

 



 

 

 

 

 

 

 

 
Illustrative images: Used as a panel mounted coupler 
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WACSG

over Nickel over Phosphor Bronze

FLAME RETARDANT PBT

Panel mounting nut

21/04/2023

50 µ̋/1.27µm Gold plating




