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RMM-UMB-XX Series Antennas
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8 Miras Bus Park, Keys Park Road,
Hednesford, WS12 2FS, UK.

Tel: +44 1543 459555

Fax: +44 1543 459545

Body Mount “BUS” Universal Multi-Band Antenna 750 MHz thru 2700 MHz
3 dBi Gain, Freq (750-1250 MHz), 5 dBi Gain Freq (1650-2000 MHz)

3 dBi Gain, Freq (2100-2700 MHz), Unity Gain, Freq (1710-2700 MHz) without Ground Plane

RMM 900 MHz - Elevation Plot
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RMM 900 MHz — Azimuth Plot
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Visit our web page at www.mobilemark.com.

RMM 1900 MHz — Elevation Plot
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RMM 925 MHz - Elevation Plot
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RMM 925 MHz — Azimuth Plot
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RMM 1800 MHz — Elevation Plot
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RMM 1800 MHz — Azimuth Plot
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RMM 2400 MHz - Elevation Plot
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RMM 2400 MHz — Azimuth Plot
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Specifications subject to change without notice (9-19-17).




