
ARNUMBER DESCRIPTION 

Micro-Switch24  
24 Ports 10/100 Base-TX Fast Ethernet Switch 

_____________________________________ 
PART NUMBER         DESCRIPTION 

FEP-31024T-3 24 Port 10/100Base-TX Desktop/Rackmount Fast Ethernet Switch 

 
Specifications  
_________________________________________________________________ 

 
Standard Compliance:    Interface: 
_______________________________                   _________________________     
IEEE802.3 10Base-T     24* 10/100 Mbps RJ-45 Ethernet Ports     
IEEE802.3u 100Base-TX  

IEEE802.3az(EEE)     Network Speed: 

IEEE 802.3X     ___________________________  
      10/100 Mbps Auto-negotiation 

Cable Connections     
____________________________  Mac Address : 
RJ-45 (10BASE-T): Category 3,4,5 UTP/STP  ______________________________ 
RJ-45 (100BASE-TX): Category 5 UTP/STP  8K Entries 
       

 Buffer Memory:     Dimension  
_________________________________  _______________________     
256K  Bytes     267mm(L) * 161.5mm(W) * 42mm(H) 
           

Power Supply:     Temperature: 
_________________________________  ____________________________     

AC 100~240V/50~60Hz    Operating: 0 C~40 C(32 F~104 F)     
      Storage: -40C ~ 70 C (14 F ~ 158 F) 
       

EMI & Safety:                                                                           
_________________________________  Humidity:   

FCC, CE  Class A    ____________________________  

CE/EN60950, UL, cUL    Operating: 10% ~ 90% RH, non condensing   
      Storage: 5%~95% RH, non condensing   
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