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UNIT:mm M8 Conn
Panel Screw 3P M Conn M Pin

8P-03PMMP-SF7001 Li Xiu Zhi 2010-03-24
      TOLERANCE
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8P-03PMMP-SF7001 Tina 2010-03-242:1 A4     1     1

ALTW Can 2010-03-24D A.4  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

B LEN-910192 2009/01/07 Ivan Lin Change rev. to ECN note 

C LEN-030191 2010/03/24 Li Xiu Zhi Change View

D C200518 2020/04/25 Peng X1

ITEM NAME Description Spec QTY

1 ZTM234A0301 M8 3PIN CONN BODYMALE PIN-PCB 1

2 DOR0021EP70 O-RING,CIRCLE,EPDM,BLACK,70Φ07.00XLΦ1.50 1

3 ANB235XXX01 M8 NUT NYLON+30%GF,BK1

4 LIQ-015 1

Note:
*   Important Dimension To Check.
* Waterproof Rate: IP67
* Housing:Nylon+GF, Black 
* Male Pin: Copper Alloy, Gold Plated
* M8 Nut:Nylon+GF, Black 
* O-Ring:EPDM ,Black 
* Panel Thickness For Snap-in Type Max 3.0mm
* Panel Thickness For Screw Type Max 1.9mm
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