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/A\Note:

@O Important Dimension To Check.
Waterproof Rate: IP67, Unmated.
Housing: Thermoplastic, Black

Pin: Copper Alloy, Gold Plated.

Nut: Thermoplastic, Black

Gasket: Rubber, Gray.

Use with waterproof cap or dust cap
Max imum Panel Thickness: | . 8mm

Use without waterproof cap or dust cap
Max imum Panel Thickness:3. Omm

Gasket and Nut are packed separately
in PE bags. (Gasket/Nut7r bk s&tE)

Pin Assignments
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