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Data contact plating: Au 1,27 um over nickel

sealing gland, washer and nut PGY
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Data connector with Blue wires manager
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Data connector with White wires manager
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cable diometer: 6,5 to 7,2 mm
Stranded wire AWG 24-26
Dal. Nome RJ-Industrial MaBs1ab/
Delail. | 20/05/04 |A. Fokhri G@ IP67 Push Pull Data Plug fuole
Insp. ALl Din, in m Thermoplastic shielded 1,511
Sland. Orig. Size DINA & with 8 data contacts
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