
data sheet: BV EI 302 2022 

EI 30 transformers class F. 

More customers´ benefit from high quality and more than 30 years of experience in 
building transformers. 

 

HAHN - Elektrobau GmbH 

Bellersheimer Strasse 45 

D - 35410 Hungen 

phone: 49 (6402) 808-0 

telefax: 49 (6402) 808-60 

e-mail: info@hahn-trafo.de 

size 2 a: height 21.8 mm 1.5 VA ta 70/F BV EI 302 ... 

minimum size 
with ENEC 10-, VDE-, and CSA certificate 

vacuum casted, two chambers 
temperature class ta 70/B, ta 40/F to ta 70/F 

maximum safety and durability 
individually tested with certificate 

excellent function at thermal changes 
self-extinguishing casting material 

 

article no. BV power 
VA  

prim.V connecting 
pins  

operating 
point 

sec. +/- 5% 

connecting 
pins  

no-load 
voltage 

V +/- 5% 

BV EI 302 
2022 

1.5 230 1-5 12 V 125 mA 7-9 16.6 

labelled side 

 

- 

 

- 
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Dimensions with no indication of tolerances: +/- 0.3 mm. 

view on pins 

We also supply other dimensions and performance data. 

Ask us, we shall be glad to meet your special requirements! 
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