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Technical Data: @ @
Case Material vuvuviiini ittt i i it PA GF black
Switch Lever Material .........ccvviiiiin.. PA GF red
Min. Insulation Resistance .......cvvviiinvnnn. 100MOhm
Dielectric Withstanding Voltage .............. 1050V-Imin.
Max. Contact Drop during Resistive Load ...... 150mv
V0lEage vt i e e e to 32VDC
DULY RAaLING ''vvri ittt it it 2%250A
OVerload vttt i e e e e e e 2%x500A-180sec.
..................................... 2%x1000A-30sec.

Sealing tuitit e e e e IP 67/ IEC 529
Vibration vt e e e 10G/ 5-200Hz/4G,200-2000Hz
Shock G-Level vttt et 50G/ 1lms
Duty Shock-6000Zyklen ..vvvurirnnnneeeennnnn.. 40G/ 6ms
Melght o ca.300g/ 0.64 Pound
Temperature RANGE . vvvvevrevnrevreenneoneenns. -40°C to +85°C
Wire Section (At Nominal Load) .........vvvn.. min. 70mm2
Mounting PosSition .uvevervvirinrininernneennnn. optional
SWitch Lever vttt i i i e e e removeable
Max. Tourque (Main Contacts) ............eun.. 12-13Nm
Switch lever Spare Part No. .......cvvvivnnnnn 35.200.014
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