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MICRO SWITCH

FREEPORT ILLINOIS
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A DIVISION OF HONEYWELL

FED. MFG. CODE 91929
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ACTUATION IN LINE WITH ARROW "A' 1S RECOMMENDED
WEIGHT OF SWITCH ONLY (§.16 0Z MAX
WEIGHT OF SWITCH WITH WIRE LEADS 15.55 0Z MAX
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THIS DRAWING COVERS A PROPRIETARY ITEM AND I8 THE PROPERTY OF MICRO SWITCH, A DIVISION OF MINNEAPOLIS-
HONEYWELL REGULATOR CO. THIS DRAWING IS NOT TO BE COFIED OR USED WITHOUT THE APPROVAL OF MICRO SWITCH.
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CONTACT ARRANGEMENT
S PNO

DO NOT SCALE PRINT

UNLESS OTHERWISE

OPERATING FORCE — — — — 55— |7 02
RELEASE FORCE — — — — — 4 0Z MIN
RELEASE TRAVEL— — — — - .004 MIN
DIFFERENTIAL TRAVEL — — — , 005 MAX
OVERTRAVEL —— — — — = ,004 MIN

28 VOLTS DC RATING

SPECIFIED
DIMENSIONS ARE IN INCHES

INDUCTIVE — — — — — — SEA LEVEL — — —4 AMP .
50,000 FT — — 2.5 amer | TOLERANCES Are:
RESISTIVE — — — — — — SEA LEVEL— — — 7 AMP | onE pLACE (&) + 030
$0,000 FT — — —7 AMP | TWO PLACE (.00} _‘t_.ms
MAXIMUMINRUSH - — — — — — — — — — — - 24 Awp | THREE PLACE (.000) .00t
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