MICRO SWITCH

FREEPORT ILLINOIS. U S A
A DIVISION OF HONEYWELL
FED. MFG. CODE $1929

SWITCH-BASIC

CATALOG LISTING
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THIS DRAWING COVERS A PROPRIETARY ITEM AND |S THE PROPERTY OF MICRO SWITCH. A DIVISION OF
HONEYWELL. THIS ORAWING IS NOT TO BE COPIED OR USED WITHOUT THE APPROVAL OF MICRO SWITCH.

THIAD ANGLE PROJECTION

CHARACTERISTICS

ELECTRICAL DATA

FULL

FORMTEK

OPERATING FORCE— —§ |/2—10 02

REL EASE FORCE — —~— —4 (0Z MIN

DIFFERENTIAL TRAVEL-,0002-.0005
OVERTRAVEL— — — — 005 MIN

CONTACT ARRANGEMENT
S PD T

SCALE
DO NOT SCALE PAINT

UL LISTED-FILE E12252

CODE L103

15A-125, 250 OR 480 VAC

1/8 HP-125 VAc;(:1/h HP-250 VAC
1)

TOLERANCES
APPLY TO DESIGN UNITS. CONVERSIONS ARE ONLY FOR
REFERENCE. UNLESS NOTED, TOLERANCES ARE

OIM. TOL. DIM.

mm mmfin n

NQ Fuces X 1/.04
ONE PL XX 0.4/.018
TWO LAcss 0.15/.006
THREE PLACES

ANGLES

TOL,
mmfia

0.8/.03
0.38/.015
0.13/.005

IXX

2%
ot

x
xx

$I METRIC

DESIGN UNITS

US CUSTOMARY

WEIGHT




