REVISIONS

SPECIFICATIONS
ARANETERS VALUES ONITS LTR DESCRIPTION DATE APPROVED
Rated Input Power D.4 W — |RELEASED FROM ENGINEERING 05,/08,/02
Maximum Input Power 0.8 W
Impedance 1 kHz 8 Ohm
Sound Pressure Lavel @ 1D cm 70 dB
Frequency Response 500 ~ 4000 Hz
Distartion (max.) @ 2 kHz 10 %
Humidity @ 40°C (RH) 20 %
QOperating Temperature Range -20 ~ +55 ‘C
Storage Temperature Range —40 ~ +BO C
Housing Materinl ABS Black
Weight 12 q
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e DYNAMIC SPEAKER
1. ALL DIMENSIONS ARE IN MILLIMETERS. TN  — | 05,07 FS—50R 8 OHM
2. SPECIFICATION SUBJECT TO CHANGE OR GHECKED SIZE MATERIAL DRAWING NO.
WITHDRAWAL WITHOUT NOTICE. e g e [ FS50R80OHM.DWG
FSSOR8B0OHM DO NOT SCALE DRAWNG _INOT TO SCALE |MAX. WT. |SHEET 1 o




