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Pump Pliers   |   Data Sheet

Manufactured with either a secure tongue and groove design or an automatic adjustment, these pump pliers are perfect for a wide range 
of applications in telecom, plumbing, automotive work, construction, and more.

SPECIFICATIONS JIC-5026 JIC-5028 PPA-7 PPA-10

JAW ADJUSTMENT Tongue & Groove Tongue & Groove Automatic Automatic

# OF POSITIONS 4 6 N/A N/A

MAX JAW OPENING 1” (25.4 mm) 1.25” (31.75 mm) 1.75” (44.5 mm) 2.0” (50.8 mm)

MATERIAL Tool Steel Tool Steel Tool Steel Tool Steel

LENGTH 6” (152 mm) 6.875” (174.625 mm) 7” (17.78 cm) 9” (24.13 cm)

WEIGHT 0.510 lbs 0.428 lbs 0.43 lb (197.036 g) 0.84 lb (381.36 g)

UPC # 811490011717 810053351376 810132435904 810132435911

SPECIFICATIONS JIC-50210 JIC-50212

JAW ADJUSTMENT Tongue & Groove Tongue & Groove

# OF POSITIONS 6 7

MAX JAW OPENING 1-3/4” (44.45 mm) 2-1/4” (57.15 mm)

MATERIAL Tool Steel Tool Steel

LENGTH 10” (254 mm) 12” (305 mm)

WEIGHT 0.991 lbs 1.500 lbs

UPC # 811490012004 811490011908
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