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Electra House, 32 Southtown Road

Great Yarmouth, Norfolk
NR31 0DU, England

MCIB-7

35 way Colour 160 x 128 OLED Interface Board compatible with UNO32
2\l dz/0oH controller board.
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Mechanical Drawing
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*Note all measurements are in mm
and all holes are 0.5mm in radius
unless stated otherwise.
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