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complete length when assembled app. 55mm A (21)
mating face acc. fo

IEC 61076-2-109
seal insert, green |2 | 4 green 5 white-brown

@10.5mm
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width across flats 17 seal insert, black /4
Ll ®9mm contact face acc. to
TIA - 5688

PushPull acc. to seal insert, blue width across flats 18

IEC 61076-2-010 @15mn Yk o Cable TIA
i I 5688
white/green | white/orange
green orange
white/orange | white/green
blue blue
white/blue white/blue
orange qreen
white/brown | white/brown
brown brown

cable @ wire gauge
51-10,1mm AWG 26-23
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All Dimensions in mm Scale Free size tol.
Original Size DIN AL 111
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