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Isolated DC-DC | Model

Converters IDC-360A-12
30 Amps

Design Features

- Advanced switch mode design

- Compact and lightweight

- High efficiency

- Galvanic isolation between input and output: suitable
for both common / different grounds on input and
output and for noise sensitive applications like radios
and instrumentation

- Compliance with European standards — CE marked

IDC-360A-12

9-18 VDC

<40A

<25mA

12.5 VvDC

<50 mV RMS

30A

>85%

> 400V RMS

1 temperature controlled fan
Yes

Yes

Yes

Yes

Yes

32V, 40A

32V, 30A

6.3 mm/Ya" wide blades
-20°C / -4°F to +30°C / 86°F (De-rate output current linearly to 0A
at 70°C/ 158°F)

Maximum 95%

CE Marked

EN50081-1/ EN61000-6-3
EN50082-1/ EN61000-6-1
Automotive Directive 95/54/EC
132.8 x 190.5 x 83
5.23x7.5x3.27
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3.1
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