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\ SEE NOTE & SPECIFICATION:

1. MATERIAL:
- INSULATOR: THERMAL PLASTIC UL 94 V-0
- CONTACTS: COPPER ALLOY
- SHELL: STEEL
- RIVET, BOARDLOCK: COPPER ALLOY
2. CONTACT PLATING:
- UNDERPLATE: 50pin NICKEL
- CONTACT AREA: SELECTIVE GOLD
- SOLDER TAILS AREA: 100pin TIN / LEAD FREE
3. ELECTRICAL:
- OPERATION VOLTAGE: 250 VAC MAX.
- CURRENT RATING: 3 Amps MAX.
- CONTACT RESISTANCE: 15 mohms MAX.
- INSULATION RESISTANCE: 3000 Mohms MIN. @ 500 VDC
- DIELECTRIC WITHSTANDING VOLTAGE: 1000 VAC / minute
- OPERATING TEMPERATURE: -55°C TO +105°C
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