
Product No. 

Tool w/ Case:                                                 110092223
Tool w/ Case & 12 Ah Battery & Charger:     110102185
MH7 Roofing Kit:                                            110102037

Product data sheet

Mobile Heat 7
Cordless Heat Gun
Technical Specifications

Voltage: 18 V
Output: 900 – 1,000 watts
 
Airflow Rate: 10.5 cfm
Stages: 9
Temperature: 120 – 1022°F 
  
Power Supply: Rechargeable lithium-ion battery
 
Accessories: Case, 12 Ah battery & charger, heat protection basket &  

multiple nozzles 
Net Weight: 1.5 lbs bare tool , 3.5 lbs with battery (8 Ah)
Dimensions: 12.9 x 3.5 x 4 inches bare tool
 15.2 x 3.5 x 4.5 inches with battery (8 Ah)
(L x W x D)
  
Features: Stainless steel outlet nozzle, removable guard sleeve, 9 

temperature settings with easy to use thumbwheel, status 
LED, air inlet, ergonomic softgrip, rechargeable battery 
release catch, rechargeable 12 Ah AMPShare  Powered by 
BOSCH battery, rechargeable battery state-of-charge 
indicator, ON/OFF switch. 

 
Warranty: 1 year limited

STEINEL America, Inc. v. 05.249051 Lyndale Ave. South | Bloomington, MN 55420

AMPShare and AMPShare Powered by Bosch are trademarks of Robert Bosch GmbH, Germany


	Slide Number 1
	Slide Number 2
	Slide Number 3
	Slide Number 4



