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Waterproof 12Vdc Power Supply IP67Waterproof 12Vdc Power Supply IP67Waterproof 12Vdc Power Supply IP67Waterproof 12Vdc Power Supply IP67 

 

 

� Sealed Unit to IP67   �    Miniature Size 83 x 37 x 30mm 

� Resin Potted Unit    �    2.1mm Female Jack 

� Input 100-240Vac   �    Wall Fixing Lugs 

� Output 12Vdc 1A    �    Supplied with 3.3m lead 

 
 
 
 
 
 

 
 

Mechanical DataMechanical DataMechanical DataMechanical Data 
 

 

Part NumberPart NumberPart NumberPart Number    
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Technical Technical Technical Technical SSSSppppeciecieciecifffficicicicatatatatiiiionononon 
 

ACACACAC////DDDDCCCC    PPPPOOOOWWWWEEEERRRR    SSSSUUUUPPPPPPPPLLLLYYYY    MMMMOOOODULDULDULDULEEEE 
 

SSSS////NNNN 
 

TETETETESTSTSTST    IIIITETETETEMSMSMSMS 
 

UNUNUNUNIIIITTTT 
 

VALUVALUVALUVALUEEEE 
 

TETETETESTSTSTST C C C COOOONDNDNDNDIIIITTTTIOIOIOIONNNNSSSS////RRRREEEECCCCOOOORDRDRDRDSSSS 

IIIInputnputnputnput 
 

01 
 

Nominal Input Voltage 
 

Vac 
 

100 - 240 
 

- 
 

02 
 

Input Voltage Range 
 

Vac 
 

90 - 264 
 

- 
 

03 
 

Input Frequency 
 

Hz 
 

50/60 
 

At any load 
 

04 
 

AC Input Current 
 

Arms 
 

0.40 
 

At full load & any input voltage 

OOOOuuuuttttppppuuuutttt 
 

01 
 

Nominal Output Voltage 
 

Vdc 
 

12.0 
 

- 
 

02 
 

Output Voltage Range 
 

Vdc 
 

11.40 – 12.60 
 

At any input voltage & Load 
 

03 
 

Max. Output Current 
 

mA 
 

1000 
 

At any input voltage 
 

04 
 

Line Regulation 
 

% 
 

1% max 
 

At any input voltage & max. load 
 

05 
 

Load Regulation 
 

% 
 

+5% 
 

At any input voltage 
 

06 
 

Ripple and Noise 
 

mVp-p 
 

<50 
 

Any input voltage & any Load 
 

07 
 

Efficiency 
 

% ＞70  

At any input and max. load 

08 Output Cable mm L=1800 Straight Plug : 2.1x5.5x12mm (+) 
 

09 
 

Input Cable 
 

mm 
 

L=1500 
 

BS 1363 Plug 
 

10 
 

Output Short Circuit 

Protection 

 

- 
 

Hiccup 
 

Self recovering 
 

11 
 

Over Current Protection 
 

A 
 

≤2.0 
 

At any input voltage 

EEEEnvnvnvnviiiirorororonnnnmmmmenenenenttttalalalal 
 

01 
 

Operating Temperature 
 

C 
 

0 ~ +40 
 

Full load & natural convection. 
 

02 
 

Storage Temperature 
 

C 
 

-10 ~ +70 
 

- 
 

03 
 

Operating Humidity 
 

%RH 
 

10 ~ 90 
 

- 
 

04 
 

Storage Humidity 
 

%RH 
 

5 ~ 90 
 

Relative humidity, non-condensing 

SSSSaaaaffffeeeetttty y y y ssssttttandardandardandardandard    &&&&    EEEEMMMMIIII 
 

01 
 

Withstand Voltage (Hi-Pot) 
 

KVac 
 

I/P to O/P: 3.0 (60Sec.) 
 

Set cut-off current to 10mA 
 

02 
 

Safety Standard 
 

- 
 

EN60065 
 

IP67 
 

03 
 

EMI/RFI Standard 
 

- 
 

EN55022B / FCC 
 

- 

MechaMechaMechaMechannnniiiiccccaaaallll    chchchchaaaararararacccctttteeeerrrriiiisssstitititiccccssss 
 

01 
 

Size 
 

mm 
 

81x37x30mm (LxWxH) 
 

Casing only 
 

02 
 

Weight 
 

g 
 

Approx. 
 

- 
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Information contained in this document is believed to be accurate, however no representation or warranty is given and R.F. Solutions Ltd. assumes no liability with respect to the accuracy of such information. 

Use of R.F.Solutions products as critical components in life support systems is not authorised except with express written approval from R.F.Solutions Ltd. 


