
 

 

 

   

 

 

 

 

 

 

 

PT-90 M-Tape 

Hand held labelling system 

Range 

Catalogue Spec 

 

• Impulse Buy Product 

•  Comes with Free Tape 

•  Portable and Lightweight Design 

•  Easy to use QWERTY style design 

•  LCD preview screen 

•  Built in cutter enables accurate tape length 
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Detailed Spec 

 

PT-90 
 
Spec.: 
     
Colour:  White (with 3x interchangeable LCD skins)  
 
Tape widths: Machines accept 9mm & 12mm (M Tapes) 
 
Tape inclusion: 
– MK231SBZ 12mm Black on white (4 Metre length) tape  
      
Keyboard:  QWERTY/QWERTZ/AZERTY 
 
Features/Selling points: 
– 1x Font 
– Hand Held model 
– Deco Mode (Simply Stylish) 
– 9mm & 12mm M Tape Widths 
– 12 character x1 Line 
– 1 or 2 Line Printing 
– 7 Frame Styles 
– Batteries/Mains operation –  Power 

supplied by 4x AAA batteries or AD-
24ES (Energy Star) adapter (not included with machine) 

    

Housing Colour White (with faceplate) 

Housing Dimensions(mm) 156 x 111 x 57 

Housing Weight(g) 250 g 

Print Head 203 dpi / 64 dots 

Max Print Height 7.0 mm 

Print Speed 7.5 mm / sec 

Key Board QWERTY, AZERTY, QWERTZ 

Key Board Material Rubber 

Number of Key 45 keys 

Number Lock Num key 

Cutter Type Cutter Blade 

Auto Cutter No 

Half cut  No 

LCD 12 chrs x 1 line 

LCD size 50mm x 25mm 

Text Buffer Max 80 chrs 

AAA x 4 pcs 
Power 

Optional AC adapter (EU only) 

AC adapter type Model AD-24ES 

PC Interface No 

Strap / Handle No 



 

 

 

Standard Tape M-231 (Starter) 

    

Number of all Chrs (include 
"Symbols") 

382 

"Symbols" 173 

CHR Size  
6 sizes 

(3widths x 2heights) 

CHR Widths 
3 kinds 

(Extended, Medium,  Condensed)        

Built-in Fonts 1 kind(Helsinki) 

Font Style 
8 kinds 

(Normal, Bold, Outline, Shadow, Italic, Italic Bold, Italic Outline, Italic 
Shadow) 

Frames 
7 kinds 

(Round, Leaf, Tile, Star, Heart, Square, Bubble) 

Fill Pattern No 

Underline Yes 

Strikeout No 

Multi-Line 2 lines 

Multi-Block No 

Text Insert/overwrite Insert mode only 

Horizontal Alignment Left (Center, when you set the Label length） 

Vertical Alignment No 

Pre-set format(Auto format) No 

Cable labeling No 

Tape length setting Yes (30-300mm) 

Tape margin settings Full (Narrow, when you set the Label length） 

Tab function No 

Design 8 kindes 

Memory 240chrs (3 areas x 80 chrs) 

Barcode No 

T&D format No 

Numbering No 

Mirror Printing No 

Vertical Printing Yes（in the style setting） 

Copy(Repeat) Printing Yes (1-9) 

Split Printing No 

Multi-colour Printing No 

  No 

Print Preview Yes (Text & label length) 

Auto Power Off Yes (Around 5 minutes) 

Unit Yes (inch/mm) 

Language Change 
10 kinds 

(English, German, French, Spanish, Portuguese, Italian, Dutch, Danish, 
Norwegian, Swedish) 

    

Changeable faceplates Yes 

Deco mode Sticker  Yes  



 

 

 

Function Sticker No 

 


